SNAP Serial Number Structure

Pundled Cable Serial Number:

Example: BZ03 13080000 and BZ03 13080000-1
e B031308 0000 is the bundle serial number
* Brepresents bundled and will always be the first lefter in a serial

nuber for a bundled cabie.

Z represents the line the cable is tested on, will always be either Y o1

Z

031308 15 the current date, 1n this format: 2 digit month, 2 digit day, 2
digit year This will change each day
0000 15 the sequential bundle number. Will increase by one for each

bundle

B031308 0000-1 1s the individual cord, of the bundle, serial munber.
-11s the particular cord in the bundle. This will range from -1 to -6.
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CAVITY FOR ICONS (P/N: OR—KSICON)

SNAP BUNDLE P/N STRUCTURE:

6 CABLE CONFIGURATION SHOWN IN BOTTOM VIEW

"LLL" (FT)

CABLE LENGTH TOLERANCES

OR—PCHICTABLE T> (TABLE GGy (TABLE XX» (TABLE LLL)> (TABLE A> (TABLE B
TABLE GG

TABLE XX

TABLE LLL

LENGTH IN FEET

TABLE A

CABLE CONFIGURATION

LENGTH (LLL) TOLERANCE
UP TO 25 FEET +4'/-{
26-100 FEET +6'/-0"
101-295 FEET +8'/-0"

CABLE TYPE BUNDLE SIZE & TYPE STANDARD (SEE TABLE GG FOR CODE: CABLE CONFIGURATION
r ( (# OF CABLES & BINDING) ( CABLE COLORS MAX. AVAILABLE LENGTH) END DESIGNATION A r CODE:
END DESIGNATION B
PCHI"T*GGXXLLLAB ~ PCHIT"GG'XXLLLAB PCHITGG'XX'LLLAB ~ PCHITGGXX'LLL'AB PCHITGGXXLLL"A'B PCHITGGXXLLLA"B’
BASE P/N | TYPE F CABLE| [BASE P/N| # OF CABLES BASE P/N | CABLE COLIR BASE PN LENGTH PER “LLL’ DIM, BASE P/N | CONFIGURATION CODE BASE P/N | CONFIGURATION CODE
PCHIP PLENUN PCHITEB | 6 CABLE SPIRAL VRAP BUNDLE PCHITGR06 BLUE PCHLTGGXXUS0ABX 50_FEET* PCHITGGXXLLLIB | END A EVEN LENGTH, NI STAGGER| ~[PCHITGGKXLLLAT [END B EVEN LENGTH, NI STAGGER
PCHIR RISER (WAXIMUM BUNDLE LENGTH: 295 FT. IN 1 FT INCREMENTS) | [PCHITGG09 | WHITE W/ END PROTECTED V/_END PROTECTED

PCHITEM

6 CABLE MESH BUNDLE W/ SPIRAL WRAP UNDERNEATH
(MAXIMUM BUNDLE LENGTH: 82 FT. IN 1 FT INCREMENTS)

* 50 FT LENGTH IS EXAMPLE ONLY

PCHITGGXXLLL2B

END A LEFT STAGGER,
W/ END PROTECTED

PCHITGGXXLLLAZ

END B: LEFT STAGGER,
W/ END PROTECTED

PCHITGGXXLLL3B

END A RIGHT STAGGER,
W/ END PROTECTED

PCHITGGXXLLLA3

END B: RIGHT STAGGER,
W/ END PROTECTED

PCHITGGXXLLL4B

END A EVEN LENGTH, NO STAGGER
W/ PULLING FEATURE THIS END

PCHITGGXXLLLA4

END B EVEN LENGTH, NO STAGGER
W/ PULLING FEATURE THIS END

PCHITGGXXLLLSB

END A LEFT STAGGER,
W/ PULLING FEATURE THIS END

PCHITGGXXLLLAS

END B: LEFT STAGGER,
W/ PULLING FEATURE THIS END

PCHITGGXXLLL6B

END A: RIGHT STAGGER,
W/ PULLING FEATURE THIS END

PCHITGGXXLLLAG

END B: RIGHT STAGGER,
W/ PULLING FEATURE THIS END

ALL CABLES TESTED PER TIA/EIA 568B.2 PERMANENT LINK FOR CAT Se PERFIRMANCE
PERMANENT LINK TEST RESULTS SUPPLIED FOR EACH CABLE ASSEMBLY WITHIN THE BUNDLE
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