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SNAP SERIAL NUMBER STRUCTURE
. BUNDLED CABLE SERIAL NUMBER:
UNEXEL\‘EA’\‘LI;SV.?Q'CE' EXAMPLE: "B2041112 0001" AND "BZ041112 0001-1"
0. - "B' REPRESENTS BUNDLED AND WILL ALWAYS BE THE FIRST 19X 75+.25
LETTER IN A SERIAL NUMBER FOR A BUNDLED CABLE. %
= "Z"REPRESENTS THE LINE THE CABLE IS TESTED ON, WILL
MARKING DETAIL END ALWAYS BE EITHER Y OR Z. [ 9
(EXAMPLE ONLY) - "041112" IS THE CURRENT DATE IN MMDDYY FORMAT, THIS 6 =1
prm————— WILL CHANGE EACH DAY.
- OR POHXBOBOA0T - "0001" IS THE SEQUENTIAL BUNDLE NUMBER. THIS WILL
P.O. # 000000000 INCREMENT BY ONE FOR EACH BUNDLE.
END DESIGNATION: A = '0001-1"1S THE INDIVIDUAL CORD IN THE BUNDLE. THIS
WILL INCREASE BY ONE UP TO THE MAX. NUMBER OF
DATE CODE CABLES IN THE BUNDLE.

2X 24.0£1.0

\
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000 SERS BZ041112 0001

P/N: PCH2P8B0601211 P/N: PCHXP8B0601211
PO.# A \— | PO.#

END DESIGNATION: A DESIGNATION: B
0412 Hl 0412 HI

\ \

EVEN LENGTH, NO STAGGER ENDS SHOWN:
SEE SHEET 2 FOR ALTERNATIVE END CONFIGURATIONS.

CLEAR LAMINATE APPLIED OVER ALL LABELS

"LLL" IN FEET

A

OR-PCHX (TABLE T) (TABLE GG) (TABLE XX) (TABLE LLL) (TABLE A) (TABLE B) (TABLE 2)

TABLE T - CABLE TYPE TABLE GG - BUNDLE TYPE TABLE XX - CABLE COLOR TABLE LLL - LENGTH
OR-PCHXT OR-PCHXTGG OR-PCHXTGGXX OR-PCHXTGGXXLLL
BASE P/N | CABLE TYPE BASE P/N BUNDLE DESCRIPTION BASE P/N CABLE COLOR BASE P/N LENGTH PER 'LLL' DIM.
OR-PCHXP| PLENUM ORPCHXTEE ?Mc&?ﬁusmﬁh B\{_IEALIE rsghrﬁ-%gs CEETIN 1 FOOT OR-PCHXTGG06 BLUE OR-PCHXTGGXXLLL 'LLL' IN FEET
OR-PCHXR|  RISER INCREMENTS) ' OR-PCHXTGG09 WHITE LENGTHS AVAILABLE IN 1 FOOT INCREMENTS UP
6 CABLE MESH BUNDLE W/ SPIRAL WRAP INSIDE ONLY STANDARD COLORS SHOWN. TO 295 FEET UNLESS SPECIFIED IN TABLE GG.
OR-PCHXT6M | (MAXIMUM BUNDLE LENGTH: 82 FEET IN 1 FOOT
INCREMENTS)
6 CABLE SPIRAL WRAP BUNDLE CABLE LENGTH TOLERANCE
OR-PCHXT6T | (MAXIMUM BUNDLE LENGTH: 295 FEET IN 1 FOOT
INCREMENTS) LENGTH TOLERANCE
STANDARD 6 CABLE BUNDLES SHOWN. . +4
MAX. BUNDLE IS 6 CABLES. 1 - 25 FEET .o INCHES
26 - 100 FEET *8 NCHES
TABLE A - END A TYPE TABLE B - END B TYPE TABLE Z - CABLE NUMBERING -0
OR-PCHXTGGXXLLLA OR-PCHXTGGXXLLLAB OR-PCHXTGGXXLLLABZ 101 - 295 FEET Ts INCHES
BASE P/N CONFIGURATION CODE BASE P/N CONFIGURATION CODE P/N CONFIGURATION
END A: EVEN LENGTH, NO END B: EVEN LENGTH, NO CABLE
OR-PCHXTGGXXLLL1 OR-PCHXTGGXXLLLAL : OR-PCHXTGGXXLLLAB
STAGGER W/ END PROTECTED 1
DA e S AR e STAGGER W/ END PROTECTED NUMBERED: 1-6 ALL CABLES TESTED PER ANSI/TIA-568-C.2 PERMANENT LINK
! : END B: LEFT STAGGER W/ END CABLE
OR-PCHXTGGXXLLL2 |5pA1ECTED OR-PCHXTGGXXLLLA2 |52 O crep OR-PCHXTGGXXLLLABA |{iEseecn 715 CAT 6A PERFORMANCE.
] END A: RIGHT STAGGER W/ END B: RIGHT STAGGER W/ CABLE
OR-PCHXTGGXXLLLS |END PROTECTED OR-PCHXTGGXXLLLA3 |EN 5 PROTECTED OR-PCHXTGGXXLLLABB | NUMBERED: 13-18 PERMANENT LINK TEST RESULTS SUPPLIED WITH EACH CABLE
END A: EVEN LENGTH, NO - ASSEMBLY.
OR-PCHXTGGXXLLLA ISTAGGER W/ PULLING OR-PCHXTGGXXLLLAA [STAGGER W/ PULLING FEATURE | | OR-PCHXTGGXXLLLABC NOMBERED: 15-24
THIS END
- CABLE
END A: LEFT STAGGER W/ . OR-PCHXTGGXXLLLABG . — _
OR-PCHXTGGXXLLLS ||| ING FEATURE THIS END OR-PCHXTGGXXLLLAS [END B LEFT STAGGER W/ NUMBERED: 1-4 e e @ 725, EUCEE ONFLL DAV
END A RIGHT STAGGER W/ : ] CABLE R S A AR S ORTRONICS TEL: 8604453800
OR-PCHXTGGXXLLLS |51 | ING FEATURE THIS END OR-PCHXTGGXXLLLAG [END B: RIGHT STAGGER W/ ORPCHXTGGXXILLASH | NUMBERED: 5-8 CORETN BT e e s RTRONICS COM
PULLING FEATURE THIS END SR O UALD A VAR ST TN, [T
END B: EVEN LENGTH, NO OR-PCHXTGGXXLLLABI SG%EERED- 9-12 FERCTIRIEN COMAT GO CLARITY/SNAP HARNESS, CAT 6A+, UTP
OR-PCHXTGGXXLLLAB |sTAGGER W/ BLUNT END = S e HORIZONTAL CABLE
CABLE
OR-PCHXTGGXXLLLABJ .
NUMBERED: 13-16 NAME DATE _[SIiZE [CAD FILE |DWG NO |REV
NOTE: APPLIES TO 6 AND 4 CABLE BUNDLES ONLY. DWN | rowns | s | C | PCHXIGGXXULABZC | ORPCHXTGGXXULABZ | 06
[APPR ™ o |SCALE 1 [ WEIGHT [sHEET 1 oF2
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ALTERNATIVE END DESIGNATION CONFIGURATION DETAILS: /RACK OR CABINET CHASSIS

LEFT STAGGER DETAIL - SHOWN ON END B
(SUPPORTS CABLE ENTRY FROM LEFT SIDE OF REAR PANEL)

LEFT SIDE

PORT #24\_

| "LLL" IN FEET A
(SPECIFIED TO SHORTEST CABLE END)
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RIGHT STAGGER DETAIL - SHOWN ON END B S =t

(SUPPORTS CABLE ENTRY FROM RIGHT SIDE OF REAR PANEL)

=—5X.50+.25

PORT #1—/_ -
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TR OMENT NOR ANY FAX: ‘860—405-2990
O o x. 380 405 2640

D
PARTY OR USED IN ANY MANNER OTHER THAN
D, Wi TITLE
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