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ABOUT LEGRANDfi
Legrand Introduction
Legrand is the global specialist in electrical and digital building infrastructures. Its comprehensive o�ering 
of solutions for use in commercial, industrial, and residential markets makes it a benchmark for customers 
worldwide. Drawing on an approach that involves all teams and stakeholders, Legrand is pursuing its 
strategy of profitable and sustainable growth driven by acquisitions and innovation, with a steady flow of new 
o�erings�including connected products stemming from Legrand�s global Eliot (Electricity and IoT) program. 
Legrand is one of the most sustainable companies in the world, as ranked by the Corporate Knights, and 
is committed to achieving carbon, water, and waste reductions in its operations, deepening its community 
relationships, and continuously improving the environmental profile of its products. Legrand reported sales 
of around $7.4 billion (USD) in 2019. Legrand has a strong presence in North and Central America, with 
a portfolio of well-known market brands and product lines. Legrand is listed on Euronext Paris and is a 
component stock of indexes including the CAC40, www.legrand.us.

Data, Power, and Control
At Legrand�s Data, Power & Control Division we uniquely di�erentiate ourselves with an intense focus on 
customer requirements and challenges - responding to those needs with a complete catalog of premium-
engineered, purpose-built o�ers. Each of our brands, including Ortronics, Raritan, Server Technology, 
and Starline, boasts a long history of solving di�icult requirements with innovation and engineering. With 
the world�s largest R&D team focused solely on datacenter whitespace and digital building infrastructure 
solutions, Legrand�s Data, Power, and Control Division o�ers IT and data center managers a true innovation 
partner. Our premium, best-in-class designs lead the industry across multiple product categories, while 
customers still retain the convenience and security of a single vendor. 

Global Vision
We transform the spaces where people live and work, through innovative products and solutions that deliver 
and manage power, light, and data. We do this by relentlessly pursuing both sustainable business practices 
and the creation of exceptional experiences through the products we design and manufacture,  
the relationships we build and the way we work. 
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SUSTAINABILITY
Overview
At Legrand�s Data, Power & Control Division, we are committed to providing solutions that enable high 
performance sustainable buildings, reducing the environmental impacts of our operations, and improving 
employee and community welfare. The Data, Power & Control Division maintains accountability for the 
environmental impact of its activities and has integrated a culture of sustainability into daily business 
practices. The Division is committed to:  
	

Legrand�s Data, Power & Control Division is a member of:

[USGBC Platinum Member, HPDC Member, IWBI Keystone Member, LP50 Member, PEP Association member]

National Partnerships with Community Organizations: 

To read more about our sustainability initiatives, across North America visit www.legrand.us/sustainability

 
�Conducting our business and operations to meet the highest ethical standards, and in an 
environmentally responsible manner 
�Engaging in and contributing to the communities where we conduct business 

�Training our employees on best practices for embedding sustainability into our culture, including 
educational programs on environmental responsibility 

�Coordinating environmental compliance with our suppliers 

�Introducing innovative products for our customers that support our goals of durability, 
recyclability, and reflecting our commitment to eco-design
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nCompass
Overview
Since first forming nCompass systems in 2013, Legrand and Superior Essex have o�ered a streamlined suite of 
high-performance products specifically designed to optimize your copper and optical fiber structured cabling 
and connectivity. 

By channeling over a century of combined expertise into the all-in-one solution of cabling, jacks, racks, 
cabinetry and more known as nCompass, we have created the latest and greatest in integrated, innovative, 
sustainable communications design able to handle everything your network needs.

Legrand North America is the largest division of Legrand � the global specialist in electrical and digital 
building infrastructures such as power, light and data. In North America, Legrand�s high-performance 
network infrastructure solutions feature well-known product lines, including Cablofilfi, Ortronicsfi, Quiktronfi, 
Raritanfi, Servertechfi, Starlinefi and Wiremoldfi. This comprehensive o�ering includes copper and fiber optic 
connectivity, as well as physical infrastructure and power products.

Superior Essex is the leading manufacturer and supplier of communications cable in North America. It works 
on the forefront of innovation through Power-over-Ethernet technology, Intelligent Buildings and Cities, 
5G Fiber infrastructure (including Hybrid and Composite solutions) and by setting the industry�s space on 
sustainability by being the first company in the industry with Zero Waste to Landfill certification.

With joint product development from Legrand and Superior Essex, you�re guaranteed not only interoperability 
but also best-in-class performance for cabling and connectivity systems. Through our use of state-of-the-art 
research facilities and in-house ETL testing, all nCompass systems products are verified to ensure that they 
meet and exceed industry performance standards. With its expansive product portfolio with sustainability 
certifications, nCompass systems also contributes to green building certifications such as LEED, WELL, and 
Living Building Challenge.

For more information about nCompass please visit: https://www.ncompass-systems.com/ 
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FIELD SALES ENGINEERING 
Flawless Deployment Of Your Project
Legrand is transforming the way IT infrastructure is being deployed. Simplify installation and maintenance by 
utilizing the Legrand Field Sales Engineering team. This value-added resource is comprised of highly-skilled 
engineers and product managers that represent the service and support layer of Legrand. Our team will 
help support your projects � delivering practical solutions to common problems, flawless deployment, and 
immediate return on your investment

Field Sales Engineering provides 

Design Support 
 
	 �  Detailed Planning for growth and scalability  
	 �  Layouts 
	 �  Drawings 
	 �  Situational Analysis 
	 �  RFI/RFP Review

Implementation  
 
	 �  Tech Support 
	 �  Product Training  
	 �  Installation Support 
	 �  Specification Validation 
	 �  Configuration Support 
	 �  Specification Document Review 

To engage Legrand�s Field Sales Engineering team 

Email: PSET@LEGRAND.US 

Phone number: 1.877.717.0498 
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Our Copper Solutions deliver exceptional value and 

performance backed by customer support that is 

unparalleled in the marketplace. We o�er a range of jacks, 

patch panels, workstation mounting accessories, EZ 

PatchTM packaging solutions, and copper patch cords that 

complement our custom and standard copper solutions � 

for a fully integrated system.
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Key 
Shielded Clarity High Density 
Jacks

Shielded Clarity Patch Panels

Mighty Mo 20 Rack System

Shielded Clarity Patch Cords

Clarity HDJ Workstation Face 
Plates

Clarity High Density Surface 
Mount Boxes
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TracJack � Unshielded (UTP) � Premium Solutions 

(Front Loading, 110-Type Termination)
Clarity TracJacks are a front loading solution designed for the workstation. Larger 
module size provides better visibility and more area to lace and terminate cables.

PART NO. DESCRIPTION

TJ5E00-XX TracJack CAT5E Universal A/B Wiring

TJ5E45-YY* TracJack CAT5E 45° Exit, Universal A/B Wiring

TJ600-XX TracJack CAT6 Universal A/B Wiring

TJ645-YY* TracJack CAT6 45° Exit, Universal A/B Wiring

TJ6A-XX TracJack CAT6A Universal A/B Wiring

HDJTJA20 Clarity High Density Jack to TracJack Adapter, 20-Pack Fog White

*Lead time may vary, contact customer service for up to date information.

TJ���

HDJTJA��

�����������

REMOVE �XX FOR FOG WHITE, FOR OTHER COLORS REPLACE XX WITH TAIL CODES FROM LIST BELOW

STANDARD -00 -13 -22 -23 -24 -25 -26 -27

Fog White Black Ivory Light Red Light 
Orange

Light 
Yellow

Light 
Green

Light 
Blue Purple

-36 -42 -43 -44 -45 -68 -78 -88 -99

Blue Red Orange Yellow Green Light 
Gray

Dark 
Gray White Wiremold 

Ivory

 -22, -23, -24, -25, -26 available in Cat 5E & 6 only.

REMOVE �YY FOR FOG WHITE, FOR OTHER COLORS REPLACE YY WITH TAIL CODES FROM LIST BELOW

STANDARD -00 -13 -36 -42 -43 -44 -45 -88 -99

Fog 
White Black Ivory Blue Red Orange Yellow Green White Wiremold 

Ivory

Clarity TracJack

PART NO. DESCRIPTION

42100002-XX TracJack 1-Port Blank, 10 Pack

NOTE: �Remove -XX for Fog White, for other colors, replace XX with 00 (Black), 13 (Ivory), 78 (Dark Gray), 88 (White), 
99 (Wiremold Ivory). 
*Available in 13 (Ivory).
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CAT5E with 6-port Modules � Premium Solutions 

12, 24, 48, and 96-port patch panels are available in the traditional multi-port 
panel format with 6-port modules for CAT5E performance. Large termination  
bay allows for high visibility and more space for wiring during terminations. 
Includes rear wire manager.

PHD��U��

FLAT ANGLED

Black White Black White

PART NO. DESCRIPTION

PSD5E6U12 - - - 12-Port CAT5E Patch Panel �  
Universal Wired T568A/B, 1RU

PHD5E6U24 PHD5E6U24-W PHA5E6U24 PHA5E6U24-W
24-Port CAT5E Patch Panel � 
Universal Wired T568A/B, 1RU

PHD5E6U48 - PHA5E6U48 PHA5E6U48-W 48-Port CAT5E Patch Panel � 
Universal Wired T568A/B, 2RU

PSD5E6U24 - - - 24-Port CAT5E Patch Panel � 
Universal Wired T568A/B, 2RU

Clarity Multi-Port Loaded Patch Panels

PHA5E6U48-W

CAT6 with 6-port Modules � Premium Solutions 

12, 24, 48, 96-port patch panels are available in the traditional multi-port panel 
format with 6-port modules for CAT6. Large termination bay allows for high visibility 
and more space for wiring during terminations. Includes rear wire manager.

FLAT ANGLED

Black White Black White

PART NO. DESCRIPTION

PSD66U12 - - - 12-Port CAT6 Patch Panel �  
Universal Wired T568A/B, 1RU

PSD66U24 - - - 24-Port CAT6 Patch Panel �  
Universal Wired T568A/B, 2RU

PHD66U24 PHD66U24-W PHA66U24 PHA66U24-W
24-Port CAT6 Patch Panel �  
Universal Wired T568A/B, 1RU

PSD66U48 - - - 48-Port CAT6 Patch Panel �  
Universal Wired T568A/B, 4RU

PHD66U48 PHD66U48-W PHA66U48 PHA66U48-W 48-Port CAT6 Patch Panel �  
Universal Wired T568A/B, 2RU

PHD66U96 - - - 96-Port CAT6 Patch Panel �  
Universal Wired T568A/B, 4RU
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TechChoice

Keystone KS Unshielded (UTP) Jacks � Standard Solutions 

(Rear Loading, 110-Type Termination)
KS jacks and modules available in CAT6 and CAT5E feature an easy-to follow 
universal wiring label and support standard termination, using a 110-impact tool.

PART NO. DESCRIPTION

KS5E-XX 25 Pack of CAT5E, 8-Position, 180” Exit, T568A/B Wiring, Icon Compatible

KS5EA-XX CAT5E, 8-Position, 180” Exit, T568A/B Wiring, Icon Compatible

KS6-XX 25 Pack of CAT6, 8-Position, 180” Exit, T568A/B Wiring, Icon Compatible

KS6A-XX CAT6, 8-Position, 180” Exit, T568A/B Wiring, Icon Compatible

Keystone KT2J Unshielded (UTP) Jacks � Standard Solutions 

(Rear Loading, Lacing Cap Termination)
KT2J jacks, available in CAT6A, CAT6 and CAT5E, represent the next generation of 
keystone termination. These jacks utilize an installer friendly lacing cap termination 
with a free termination tool supplied with every carton of 20 or bulk pack of 25.

PART NO. DESCRIPTION

KT2J5E-XX CAT5E KT2J Keystone Jack, Lacing Cap Termination, Icon Compatible

KT2J5E25-YY 25 Pack of CAT5E KT2J Keystone Jack, Lacing Cap Termination, Icon Compatible

KT2J6-XX CAT6 KT2J Keystone Jack, Lacing Cap Termination, Icon Compatible

KT2J625-YY 25 Pack of CAT6 KT2J Keystone Jack, Lacing Cap Termination, Icon Compatible

KT2J6A-XX CAT6A KT2J Keystone Jack, Lacing Cap Termination, Icon Compatible

KT2J6A25-YY 25 Pack of CAT6A KT2J Keystone Jack, Lacing Cap Termination, Icon Compatible

KSB10-XX Keystone Blank, 10 Pack

PRTICON-XX Color Coded Port ID Icon for HDJ, HDJS, KT2J, KS and KSFTP

NOTE: Remove -XX for Fog White, for other colors, replace XX with the color su�ix from the color chart below.
	 Remove -YY for Fog White, for other colors replace YY with 00 (Black), 36 (Blue), 88 (White).

KT�J�

KSB��

KS�A

KSSC

KSFCNR

REMOVE �XX FOR FOG WHITE, FOR OTHER COLORS REPLACE XX WITH TAIL CODES FROM LIST BELOW

Standard -00 -13 -27* -36 -42 -43 -44 -45 -78 -88 -99

Fog 
White Black Ivory Violet Blue Red Orange Yellow Green Dark 

Gray White Wiremold 
Ivory

 *NOTE: Violet is available for KT2J Series only.

TechChoice Jack color chart

PART NO. DESCRIPTION

KS5E-XX 25 Pack of CAT5E, 8-Position, 180” Exit, T568A/B Wiring, Icon Compatible

KS5EA-XX CAT5E, 8-Position, 180” Exit, T568A/B Wiring, Icon Compatible

KS6-XX 25 Pack of CAT6, 8-Position, 180” Exit, T568A/B Wiring, Icon Compatible

KS6A-XX CAT6, 8-Position, 180” Exit, T568A/B Wiring, Icon Compatible

KSSC 1-SC Fiber Keystone Module, Fog White

KSFCNR Keystone Recessed F-Conn, 75 Ohm

KSLC 1-LC (2 fibers) Fiber Keystone Module, Beige Adapter, Fog White Housing

PRTICON-XX Color Coded Port ID Icon for HDJ, HDJS, KT2J, KS and KSFTP
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Field Term Plugs � Premium Solutions 

Field terminable PCB wired 8 position modular plugs, able to be terminated  
to either T568A or B wiring, designed for use with solid conductor cable.

PART NO. DESCRIPTION

HDPUC6A-5PK Unshielded CAT6A Field Terminated 8 Position Modular Plugs, 5 Pack

HDPUC65E-5PK Unshielded CAT6/5E Field Terminated 8 Position Modular Plugs, 5 Pack

HDPSC6A-5PK Shielded CAT6A Field Terminated 8 Position Modular Plugs, 5 Pack

HDPSC6A90-5PK Shielded CAT6A 90-Degree Field Terminated 8 Position Modular Plugs, 5 Pack

Special Application

Dongles � Standard Solutions 

Quick release device protection adapters protect IT equipment and eliminate 
trip hazards by reducing pull-out force for applications that require a hard wired 
connection to the LAN. Backward compatible to CAT6 and CAT5E.

PART NO. DESCRIPTION

DPA6A5PK-08 CAT6A Device Protection Adapter, 5 Pack, Gray

DPA6A5PK-09 CAT6A Device Protection Adapter, 5 Pack, White

HDPUC6A

DPA6A5PK 110 Blocks � Standards Solutions 

PART NO. DESCRIPTION

110ABC5E050 110 Block, CAT5E 50 Pair with Legs

110ABC5E100 110 Block, CAT5E 100 Pair with Legs

110ABC5E300 110 Block, CAT5E 300 Pair with Legs

110ABC6050 110 Block, CAT6 50 Pair with Legs

110ABC6100 110 Block, CAT6 100 Pair with Legs

110ABC6300 110 Block, CAT6 300 Pair with Legs

30200007 110 Block, 300 Pair with Legs

30200109 Kit Connector, 4-Pair 110C4, QTY10

30200110 Kit Connector, 5-Pair 110C5, QTY10

30200140 Trough, 110 with Legs

302003251 110 Rackmount Kit 200 Pair CAT5E, (40) 110C4 and (8) 110C5 Clips

302003253 110 Rackmount Kit 200 Pair CAT5E, (40) 110C5 Clips

302003282 110 Rackmount Kit 200 Pair CAT6, (48) 110C4 Blocks & Trough

805003202 66M150 8POS with Shorting Bar, RJ48X Demarcation Block

8050F157B 66M150 2/25 Pair Female 89D Bracket 

8050F66M150 66M150 Connecting Block 89 D Bracket

8050M157B 66M150 2/25P/M 89D Bracket

8050M66M150 66M150 Block 89 D Bracket

���ABC�E���

HDPSC6A90-5PK
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Patch Cords & Cable Assemblies

CLARITY PATCH CORD LENGTHS AND COLOR OPTIONS

Length Su�ix
Replace YY with length su�ix below

01=1 ft       02=2 ft       03=3 ft       04=4 ft       05=5 ft       06=6 ft       07=7 ft        08=8 ft       09=9 ft
10=10 ft     11=11 ft        12=12 ft      13=13 ft       14=14 ft      15=15 ft      20=20 ft     25=25 ft

Color Su�ix 
Remove -XX for Fog White, for other colors replace XX with color su�ix below

-00 -02 -03 -04 -05 -06 -07 -08 -09 -11

Black Red Orange Yellow Green Blue Violet Gray White Pink

Clarity Patch Cords � Premium Solutions

Clarity patch cords feature stranded conductors, combining performance  
with flexibility for simple cable management.

PART NO. PATCH CORD SHIELDED  
PATCH CORD

�� AWG REDUCED 
DIAMETER

CAT5E MC5EYY-XX

CAT6 MC6YY-XX MCS6YY-XX RDC6YY-XX

CAT6A MC6AYY-XX MCS6AYY-XX RDC610YY-XX

MC�A�����
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Rugged Environment & Industrial Rated Solutions

The Legrand range of industrial grade connectivity meets IP67 while supplying 
the quality cabling performance you have long associated with Legrand. 
Designed for environments with poor temperature and moisture control, 
industrial grade jacks, patch panels and patch cords are available in CAT5E and 
CAT6 performance. A supporting o�ering of industrial grade Face Plates and 
surface boxes include gaskets, seals and sealing plugs to support IP67 level 
protection through the equipment outlet. Industrial Face Plates are stainless 
steel with gaskets. Industrial boxes utilize UL 94V0 chemically resistant plastic 
bases with stainless steel cover plates. Ideal for warehouses, manufacturing, 
healthcare, food & beverage, and more.

PART NO. DESCRIPTION

IPJ5E IP67 Rated CAT5E UTP Jack Assembly, with Gasket and Seal Cover

IPJ6 IP67 Rated CAT6 UTP Jack Assembly, with Gasket and Seal Cover

IPJ6A IP67 Rated CAT6A FTP Jack Assembly, with Gasket and Seal Cover

KSC5EA Keystone CAT5E Anti-Corrosive RJ45 Module, Fog White

KSC6A Keystone CAT6 Anti-Corrosive RJ45 Module, Fog White

KSC6A-36 Keystone CAT6 Anti-Corrosive RJ45 Module, Blue

Boxes & Enclosures � Standards Solutions 

PART NO. DESCRIPTION

404IP22 IP67 Rated 2-Port Surface Box with Rubber Glands

404IP24 IP67 Rated 4-Port Surface Box with Rubber Glands

DIN Rail Mounting Bracket � Standards Solutions

PART NO. DESCRIPTION

SMBDIN
DIN Rail Mounting Bracket Kit, Accepts 1- or 2-Port Surface Mount Box 
(HDJ, TJ, SII, KT2J/KS). Also compatible with 404TJ2X2 and 404S22X2U 
(SMB Sold Separately)

����P��

IPJ�

IPJ�

Jacks � Standards Solutions
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Clarity Series II

Clarityfi Series IIfi modules combine the improved performance of center  
tuned CAT6 or 5E connector technology with the ease and reliability of rugged, 
front-loading Series II modules with linear 110 termination.

PART NO. DESCRIPTION

S215E00-XX Series II, Clarity CAT5E, T568A/B 1-Port

S21600-XX Series II, Clarity CAT6, T568A/B 1-Port

S225E00-XX Series II, Clarity CAT5E, T568A/B 2-Port

S22600-XX Series II, Clarity CAT6, T568A/B 2-Port

40300164-XX Blank Module, 1-unit

40300191-XX Blank Module, 1-unit, 10 pack

NOTE: Remove -XX for Fog White, for other colors replace XX with 00 (Black), 13 (Ivory), 78 (Dark Gray), 88 (White), 
99 (Wiremold Ivory).

Jacks � Standards Solutions
S��������

PART NO. DESCRIPTION

40300011 Series II Single-Gang Face Plate 2.75 in x 4.5 in x.75 in Fog White

40300158-XX Series II Single-Gang Face Plate STD, 2.75 in x 4.5 in x .5 in

40300159-YY Series II Dual-Gang Face Plate STD, PC,4.5 in x 4.5 in, 12-Port

40300664 Series II Single-Gang Face Plate 2-1U, Angled, Fog White

NOTE: �Remove -XX for Fog White, for other colors replace XX with 00 (Black), 13 (Ivory),  
78 (Dark Gray), 88 (White), 99 (Wiremold Ivory). 

Remove -YY for Fog White, or replace YY with 13 (Ivory).

Workstation � Face Plate � Standard Solutions

Legrand o�ers single and double gang Series II plastic Face Plates with a variety 
of module capacities to match your workstation applications. Series II plates o�er 
recessed label fields, slotted screw holes to adjust alignment and are ruggedly 
constructed from high impact thermo-plastic 94V-0 rated to ensure long life.

PART NO. DESCRIPTION

404S21U Series II 1U Surface Mount Box, Fog White

404S21X1U Series II 1x1U Surface Mount Box, Jacks exit from both sides, Fog White

404S22U Series II 2U Surface Mount Box, Fog White

404S22X2U Series II 2x2U Surface Mount Box, Jacks exit from both sides, Fog White

404S23U Series II 3U Surface Mount Box, Fog White

Workstation � Surface Mount Boxes � Standard Solutions

Series II surface mount boxes are available to house one to four 1-unit modules. 
Bases are easily installed with supplied screws or double-sided adhesive. 
Snap-on covers have recessed label fields. Series II surface mount boxes are 
ruggedly constructed from high impact thermo-plastic 94V-0 rated. These 
surface mount boxes work with 180o modules only. Compatible with Wiremoldfi 
2700, 2800 and 2900 raceway series.

���S��U

�����������

�����������

�����������

��������
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SNAP Pre-Terminated Systems

Clarityfi SNAPTM Pre-Terminated Copper Cabling System Cabling System

The SNAP connection utilizes a bifurcated termination method, placing one 
mating half of the termination onto the horizontal cable and the other on the 
8-position T568 jack interface. This approach reduces the size of the terminated 
cable ends, making it easier to pull and lace cables through racks, cabinets, cable 
management systems, and pathways. In addition, individual cable ends of bundled 
cables can be passed through one at a time, as compared to some alternative 
designs where the connections are bundled into modules and must be pulled 
through pathways and openings that way.

As a result, SNAP cable assemblies route faster, with less interference from 
connector ends within congested pathways. And, the robust cable ends are 
ruggedly designed to handle the physical challenges of any installation. When in 
position, these cable ends simply SNAP into the back of the panel or workstation 
outlet, completing the termination. It�s a SNAP!

The Clarity SNAP system also o�ers the added assurance of the premium 
performance of Clarity connectivity. The SNAP bifurcated termination o�ers 
improved pair-to-pair isolation and improved pair balance through the connector, 
while barriers located on the sides of these terminations enhance alien noise 
performance. The result is improved channel immunity from internal and external 
noise, which ensures consistently high performance links and channels.

The benefit of this technology is a consistently high performance cabling system 
that is fast and simple to install and enables quick network deployment, increased 
reliability, and lower total cost of ownership. Both the electrical design of SNAP 
and the additional controls and in-process testing only available in a factory 
environment lead to improved consistency in channel performance, to improve 
the overall average results that you can expect from your installation.

The Clarity SNAP system o�ers port replication

Port replication enables a separate patch panel to act as the administrative cross 
connect for servers and switches. Factory assembled port replication cable sets and 
panels provide a quick and easy pretested option. Port replication is an increasingly 
popular method of protecting modular jacks in both switches and servers. Repeated 
use of these modular jacks as an administrative connection to horizontal cabling 
can expose jack ports to damage. Port replication enables a separate patch panel to 
act as the administrative cross connect instead of using the switch or server ports 
directly, minimizing the risk of harm to your active equipment. Should the replicated 
ports become damaged over time, the replacement cost and network downtime are 
significantly less than the expense of replacing a switch or server port.

Clarity SNAP Port Replication (PR) from Legrandfi raises the bar in performance 
and speed of installation by utilizing the SNAP system�s innovative design to easily 
integrate factory terminated cables into a port replication application. SNAP PR 
cable assemblies use RJ45 terminations on the server/switch side and SNAP 
cable terminations on the patch panel side to enable the SNAP patch panel as the 
cross connect.

Each Clarityfi SNAP cable assembly includes an identification label, which 
includes part number, performance level, and serialized quality assurance number 
for future traceability.
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We o�er complete fiber optic solutions that are designed to deliver the most 
advanced network performance, with a variety of density and connector 
options for maximum compatibility. 

Our o�ering includes a broad range of fiber platforms, from Infinium systems 
for the most demanding applications, to Q-Series systems that make the 
most of an IT budget. Along with greater density support, Legrand fiber 
enclosure systems deliver the usual benefits � simple installation, easy 
administration, and high performance. As networks evolve to support higher 
bandwidths and new architectures, Legrand helps maximize enclosure 
investment by designing our enclosure systems to allow for simple swaps of 
components while utilizing the same enclosure. 

Three performance tiers define these diverse fiber platforms. Leading with 
Infinium Quantum, the world�s first Quantum-Low loss fiber solution, Infinium 
Ultra, a leading Ultra-Low loss fiber solution, and Infinium Core, the low loss 
fiber solution. Each of these performance tiers is a complete end-to-end 
solution that were purposefully engineered to work together as a seamless 
solution that delivers unsurpassed network performance within data centers 
or building networks.

Pre-Terminated MTP Solutions
Splice solutions will have lower total channel connection loss

Infinium Quantum
Single-Mode total channel connection loss: 0.75dB

Single-Mode total channel connection return loss: 49dB

Multimode total channel connection loss: 0.70dB

Multimode total channel connection return loss: 37dB

Infinium Ultra
Single-Mode total channel connection loss: 1.2dB

Single-Mode total channel connection return loss: 49dB

Multimode total channel connection loss: 1.0dB

Multimode total channel connection return loss: 16dB

Infinium Core
Single-Mode total channel connection loss: 2.1dB

Single-Mode total channel connection return loss: 49dB

Multimode total channel connection loss: 2.5dB

Multimode total channel connection return loss: 16dB

Pre-Terminated acclAIM Solutions

Infinium Core
Single-Mode typical total channel connection loss: 0.45dB

Single-Mode total channel connection return loss: 49dB

Multimode typical total channel connection loss: 0.40dB

Multimode total channel connection return loss: 16dB
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Infinium acclAIM  
 
acclAIM has redefined fiber architecture, replacing cassette-based solutions with direct connections, which eliminates 
extra components, and cost. acclAIM delivers the lowest insertion loss available on the market, the most optical headroom, 
improved density, flexibility and system lifecycle.  
 
The acclAIM� Alignment Independent Multifiber (AIM) fiber interconnect system is designed to mate multiples of 8-fiber 
trunk cable connectors directly to arrays of twin-fiber patch cord connectors by means of a �conversion adapter�.  
 
Features and Benefits 
�  Approaching Infinite Scalability: Based on the simplified design, unparalleled performance, and flexibility of architecture, 
Infinium acclAIM has an almost limitless migration path  
       �  Media Interface: 10GBASE, 25GBASE, 40GBASE, 100GBASE, 400GBASE & Beyond 
�  Sustainable Migration: Due to the vast migration capability acclAIM enables sustainability through fewer components and 
drastically longer life cycles making the acclAIM network infrastructure solution a sustainable building asset for decades to come.  
�  Application Defined Polarity: Polarity can be adapted to nearly any link configuration; preplanned, on site, or on the fly - No 
option to determine when ordering or designing.  
�  Direct Mating Breakout: acclAIM connectors mate directly to an array of twin fiber patch cords - Simplify Connectivity 
�  No Gender Considerations: No pins, just direct connections 
�  Go Live Faster: Easy to stock and short lead times for conversion adapters enable rapid or emergency deployment 
�  Near Lossless: Insertion loss near zero 
�  Scan QR code for updates 
�  HDFA Ultra-High Density Plus (UHD+): Max # of fibers per RU 192F (96 MDC)  
�  OFP Ultra High Density: Max # of fibers per RU 144F (72 MDC) 

Fiber Conversion Adapter Panels 
 

Part Number Description Connector Style Fiber / Adapter Count Color

HDFP-AAE24AC Infinium Adapter acclAIM to acclAIM 24 (3 - Adapters) Blue

HDFP-AAE24LC Infinium Adapter acclAIM to acclAIM 24 (3 - Adapters) Aqua

HDFP-AAE24QC Infinium Adapter acclAIM to acclAIM 24 (3 - Adapters) Lime

HDFP-AAE48AC Infinium Adapter acclAIM to acclAIM 48 (6 - Adapters) Blue

HDFP-AAE48LC Infinium Adapter acclAIM to acclAIM 48 (6 - Adapters) Aqua

HDFP-AAE48QC Infinium Adapter acclAIM to acclAIM 48 (6 - Adapters) Lime

HDFP-AME24LC acclAIM / MDC (4) acclAIM / MDC (4) 24 (3 - Adapters) Aqua

HDFP-AME24QC acclAIM / MDC (4) acclAIM / MDC (4) 24 (3 - Adapters) Lime

HDFP-AME24AC acclAIM / MDC (4) acclAIM / MDC (4) 24 (3 - Adapters) Blue

HDFP-AME48LC acclAIM / MDC (4) acclAIM / MDC (4) 48 (6 - Adapters) Aqua

HDFP-AME48QC acclAIM / MDC (4) acclAIM / MDC (4) 48 (6 - Adapters) Lime

HDFP-AME48AC acclAIM / MDC (4) acclAIM / MDC (4) 48 (6 - Adapters) Blue

OFP-AAE24AC Q-Series acclAIM to acclAIM 24 (3 - Adapters) Blue

OFP-AAE24LC Q-Series acclAIM to acclAIM 24 (3 - Adapters) Aqua

OFP-AAE24QC Q-Series acclAIM to acclAIM 24 (3 - Adapters) Lime

OFP-AAE48AC Q-Series acclAIM to acclAIM 48 (6 - Adapters) Blue

OFP-AAE48LC Q-Series acclAIM to acclAIM 48 (6 - Adapters) Aqua

OFP-AAE48QC Q-Series acclAIM to acclAIM 48 (6 - Adapters) Lime

acclAIM Splice-On Pigtail 

Part Number Connector Style Core Diam. Fiber Type Fiber Count Jacket Type Length UOM Color

C00AMC37S5J0M0003M acclAIM to Laser Cleaved Blunt End 9/125 �m OS2 (SM) 8 Plenum 2 Meters Yellow

C00AMC37S5E0M0003M acclAIM to Laser Cleaved Blunt End 50/125 �m OM4 (MM) 8 Plenum 3 Meters Aqua

HDFP-AAE24AC

HDFP-AAE48LC

OFP-AAE24QC

OFP-AAE48AC

OFP-AME24LC

OFP-AME48QC
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InfiniumTM  acclAIM

LC to acclAIM Harness 

Part Number Connector Style Core Diameter Fiber Type Fiber Count Length UoM Color

C80AM137S5JEM0001M 4x LC to acclAIM 9/125 �m OS2 (SM) 8 1 Meters Yellow

C80AM137S5JEM0002M 4x LC to acclAIM 9/125 �m OS2 (SM) 8 2 Meters Yellow

C80AM137S5JEM0003M 4x LC to acclAIM 9/125 �m OS2 (SM) 8 3 Meters Yellow

C80AM137S5JEM0004M 4x LC to acclAIM 9/125 �m OS2 (SM) 8 4 Meters Yellow

C80AM137S5JEM0005M 4x LC to acclAIM 9/125 �m OS2 (SM) 8 5 Meters Yellow

C80AM137S5JEM0010M 4x LC to acclAIM 9/125 �m OS2 (SM) 8 10 Meters Yellow

C80AM137S5JEM0002F 4x LC to acclAIM 9/125 �m OS2 (SM) 8 2 Feet Yellow

C80AM137S5JEM0003F 4x LC to acclAIM 9/125 �m OS2 (SM) 8 3 Feet Yellow

C80AM137S5JEM0004F 4x LC to acclAIM 9/125 �m OS2 (SM) 8 4 Feet Yellow

C80AM137S5JEM0005F 4x LC to acclAIM 9/125 �m OS2 (SM) 8 5 Feet Yellow

C80AM137S5JEM0010F 4x LC to acclAIM 9/125 �m OS2 (SM) 8 10 Feet Yellow

C80AM137S5JEM0015F 4x LC to acclAIM 9/125 �m OS2 (SM) 8 15 Feet Yellow

C80AM137S5EEM0001M 4x LC to acclAIM 50/125 �m OM4 (MM) 8 1 Meters Aqua

C80AM137S5EEM0002M 4x LC to acclAIM 50/125 �m OM4 (MM) 8 2 Meters Aqua

C80AM137S5EEM0003M 4x LC to acclAIM 50/125 �m OM4 (MM) 8 3 Meters Aqua

C80AM137S5EEM0004M 4x LC to acclAIM 50/125 �m OM4 (MM) 8 4 Meters Aqua

C80AM137S5EEM0005M 4x LC to acclAIM 50/125 �m OM4 (MM) 8 5 Meters Aqua

C80AM137S5EEM0010M 4x LC to acclAIM 50/125 �m OM4 (MM) 8 10 Meters Aqua

C80AM137S5EEM0002F 4x LC to acclAIM 50/125 �m OM4 (MM) 8 2 Feet Aqua

C80AM137S5EEM0003F 4x LC to acclAIM 50/125 �m OM4 (MM) 8 3 Feet Aqua

C80AM137S5EEM0004F 4x LC to acclAIM 50/125 �m OM4 (MM) 8 4 Feet Aqua

C80AM137S5EEM0005F 4x LC to acclAIM 50/125 �m OM4 (MM) 8 5 Feet Aqua

C80AM137S5EEM0010F 4x LC to acclAIM 50/125 �m OM4 (MM) 8 10 Feet Aqua

C80AM137S5EEM0015F 4x LC to acclAIM 50/125 �m OM4 (MM) 8 15 Feet Aqua
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Q-Series Enclosure Systems 

Q-Series Standard Density (SD) Enclosure Systems � Standard Solutions 

The Q-Series fiber enclosure system is designed to support standard density applications in building networks. 
Accepts OFP adapter panels, M2 cassettes, M2 splice cassettes, and splice trays (FST2-F012 or FST3-F048).

EQ��U�CHC

Rack Units Max LC Fiber Count Max VSFF Fiber Count Max Cassette or Panel Count Standard Item Number

1 96 192 4 EQ01U-KHC

2 192 384 8 EQ02U-KHC

4 384 768 16 EQ04U-KHC

Q-Series High Density (HD) Enclosure Systems � Standard Solutions 

EQ01U-KHC EQ02U-KHC EQ04U-KHC

Legrand�s Q-Series HD Fiber Enclosure delivers superior network performance, with various densities and 
connector options for maximum compatibility. The enclosure�s unique modular fiber solution is engineered with 
installation e�iciency, and performance in mind, providing proper fiber optic cable management, protection 
and organization for fiber patch cords, trunks, splices, and connectors. This enclosure is compatible with all 
pre-terminated LM4 MPO cassettes, M4 Splice Cassettes, and splice trays (FST2-F012 or FST3-F048), HDFP 
adapter panels, and coordinated trunks, providing the flexibility to design and install in any application.

Rack Units
Max SC  

Fiber Count 
Max LC  

Fiber Count
Max 12F MPO  
Fiber Count

Max 24F MPO  
Fiber Count

Max Cassette  
or Panel Count 

Standard Item Number

1 36 72 216 432 3 EQ01U-CHC

2 72 144 432 864 6 EQ02U-CHC

4 144 288 864 1728 12 EQ04U-CVC
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Passive Optical LAN Splitters

Passive Optical Lan Splitters � Standard Solutions 

A Passive Optical LAN (POL) Splitter is used in place of a workgroup switch, optimizing 
resources with a simple, space-saving installation that provides benefits such as cost 
reductions, greater e�iciencies, scalability, and a clear upgrade path.

PART NO. DESCRIPTION

M2S1108LA092M M2 1x8 POL Splitter, LC/APC Connectors, 2m Pigtails

M2S1116LA092M M2 1x16 POL Splitter, LC/APC Connectors, 2m Pigtails

M2S1132LA092M M2 1x32 POL Splitter, LC/APC Connectors, 2m Pigtails

M2S2108LA092M M2 2x8 POL Splitter, LC/APC Connectors, 2m Pigtails

M2S2116LA092M M2 2x16 POL Splitter, LC/APC Connectors, 2m Pigtails

M2S2132LA092M M2 2x32 POL Splitter, LC/APC Connectors, 2m Pigtails

M2S1108SA092M M2 1x8 POL Splitter, SC/APC Connectors, 2m Pigtails

M2S1116SA092M M2 1x16 POL Splitter, SC/APC Connectors, 2m Pigtails

M2S1132SA092M M2 1x32 POL Splitter, SC/APC Connectors, 2m Pigtails

M2S2108SA092M M2 2x8 POL Splitter, SC/APC Connectors, 2m Pigtails

M2S2116SA092M M2 2x16 POL Splitter, SC/APC Connectors, 2m Pigtails

M2S2132SA092M M2 2x32 POL Splitter, SC/APC Connectors, 2m Pigtails

M2S1216SA092M M2 Dual 1x16 POL Splitter, SC/APC Connectors, 2m Pigtails

M2 POL Splitter 

(Compatible with Q-Series Rack Mount or Wall Mount Fiber Enclosures.)  

PART NO. DESCRIPTION

M4S1108SA091M M4 1x8 POL Splitter, SC/APC Connectors, 1m Pigtails

M4S1116SA091M M4 1x16 POL Splitter, SC/APC Connectors, 1m Pigtails

M4S1132SA091M M4 1x32 POL Splitter, SC/APC Connectors, 1m Pigtails

M4S1108SA092M M4 1x8 POL Splitter, SC/APC Connectors, 2m Pigtails

M4S1116SA092M M4 1x16 POL Splitter, SC/APC Connectors, 2m Pigtails

M4S1132SA092M M4 1x32 POL Splitter, SC/APC Connectors, 2m Pigtails

M4S2132SA091M M4 2x32 POL Splitter, SC/APC Connectors, 1m Pigtails

M4S2132SA092M M4 2x32 POL Splitter, SC/APC Connectors, 2m Pigtails

M4S1216SA091M M4 Dual 1x16 POL Splitter, SC/APC Connectors, 1m Pigtails

M4S1216SA092M M4 Dual 1x16 POL Splitter, SC/APC Connectors, 2m Pigtails

HDCAS1108SA09  1x8 (1 SC to 8 LC) POL Fiber Splitter, OS2 HDCA Cassette, SC/APC

M4 & HDCA POL Splitters � Premium Solutions 

(Compatible with Infinium HD-E Rack Mount Fiber Enclosures with M4 Drawer 
Face, HD Panels (Mixed Media), or Infinium Panel.)

M�S����SA���M

M�S����SA���M

RMS������SA��

PART NO. DESCRIPTION

RMS011164SA09 1U Rack mount 1x64 POL Splitter, SC/APC Connectors
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Infinium Fiber Patch Cord Assembly Configurator

CONCATENATED 
PART NO.

PERFORMANCE 
LEVEL

CONN.
A  

CONN.
B POLARITY CABLE  

DIAMETER
FIBER 
TYPE

JACKET 
COLOR

JACKET 
TYPE PACKAGING LENGTH UNIT OF  

MEASURE

L1-0101B2QY21010F L1 01 01 B 2 Q Y 2 1 010 F

CONN.  
(Connectors)
01 � LC Duplex
02 � �SC

35 � �SM Quantum 
LC Duplex

80 - LC Uniboot
2M - �SM Quantum 

LC Uniboot

 Cable  
Diameter
2 � 2.0mm
3 � �3.0mm

Jacket Color
A � Aqua
Y � �Yellow

Packaging
0 � �No Test 

Result 
(Core)

1 � ���Test Result 
(Ultra/ 
Quantum)

Performance 
Level
L1 � Core
L3 � Ultra
L4 � Quantum

Fiber Type
E � �OM4
H � �OM5
J � �OS2
Q � �OS2 

Quantum 

Jacket Type
2 � Riser Duplex Zip 
B - �Plenum Duplex 

DFX (Uniboot)
D � �Plenum Duplex Zip
E - LSZH Duplex Zip
L - �LSZH Duplex DFX 

(Uniboot)

Polarity
 
A � �A -A (Clipped) 

B � �A-B (Clipped) 
Standard

Unit of  
Measure
F � �Feet
M � �Meters

Instructions

Use the applicable feature tables, select the appropriate designation code and apply to the coordinating cell in the configurator.

Please Note: With hundreds of configuration options, this table has been condensed to the most common choices to simplify the 
patch cable assembly configuration process. If you require other configuration options or assistance with designing the appropriate 
patch cable assembly for your application, please contact Legrand support. 

Phone number 1.800.934.5432  Email customerservice.DAT@legrand.us
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Fiber Connectors

Fiber optic connectors from Legrand are available in a variety of connector styles and in both single-mode and multimode 
fiber types with three di�erent termination methods � fusion splicing, mechanical splicing and anaerobic curing.

Infinium Fusion Splice-On Connectors � Premium Solutions 

The fusion splicing method for Infinium fusion splice-on connectors is accomplished by fusing the field fiber to the 
factory-cleaved fiber stub to ensure ease of use and optimal performance. The unique boot allows the entire splice to 
be concealed and protected. The 3mm connectors have the addition of an extended brass crimp sleeve that provides 
extra protection to the splice and utilizes the Kevlarfi for maximized pull strength.

PART NO. STYLE FIBER TYPE JACKET 
SIZE

HOUSING 
COLOR

BOOT  
COLOR

PACK 
COLOR

205KNF9GA-62 LC Multimode (OM1) 900�m Beige Beige 1

205KNF9FA-62 SC Multimode (OM1) 900�m Beige Beige 1

205KNF9EA-62 ST Multimode (OM1) 900�m Metallic Beige 1

205KNF9GA-50T LC Multimode (OM3/OM4) 900�m Beige Aqua 1

205KNF9FA-50T SC Multimode (OM3/OM4) 900�m Beige Aqua 1

205KNF9EA-50T ST Multimode (OM3/OM4) 900�m Metallic Aqua 1

205KNF9GA-50E LC Multimode (OM4) 900�m Beige Magenta 1

205KNF9FA-50E SC Multimode (OM4) 900�m Beige Magenta 1

205KNF9GA-50W LC Multimode (OM5) 900�m Lime Lime 1

205KNF9SA-09 LC Single-Mode (OS2) 900�m  Blue White 1

205KNF9RA-09 SC Single-Mode (OS2) 900�m  Blue White 1

205KNF9QA-09 ST Single-Mode (OS2) 900�m Metallic White 1

205KNF9MA-09 LC APC Single-Mode (OS2) 900�m Green Green 1

205KNF9LA-09 SC APC Single-Mode (OS2) 900�m Green Green 1

205KNF3GA-62 LC Multimode (OM1) 3.0 mm Beige Beige 1

205KNF3FA-62 SC Multimode (OM1) 3.0 mm Beige Beige 1

205KNF3EA-62 ST Multimode (OM1) 3.0 mm Metallic Beige 1

205KNF3GA-50T LC Multimode (OM3/OM4) 3.0 mm Beige Aqua 1

205KNF3FA-50T SC Multimode (OM3/OM4) 3.0 mm Beige Aqua 1

205KNF3EA-50T ST Multimode (OM3/OM4) 3.0 mm Metallic Aqua 1

205KNF3GA-50E LC Multimode (OM4) 3.0 mm Magenta Magenta 1

205KNF3FA-50E SC Multimode (OM4) 3.0 mm Magenta Magenta 1

205KNF3GA-50W LC Multimode (OM5) 3.0 mm Lime Lime 1

205KNF3SA-09 LC Single-Mode (OS2) 3.0 mm Blue White 1

205KNF3RA-09 SC Single-Mode (OS2) 3.0 mm Blue White 1

205KNF3QA-09   ST Single-Mode (OS2) 3.0 mm Metallic White 1

205KNF3MA-09 LC APC Single-Mode (OS2) 3.0 mm Green Green 1

205KNF3LA-09 SC APC Single-Mode (OS2) 3.0 mm Green Green 1

���KNF�SA��� 

���KNF�GA���E
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����� ����� �����

QSFP28
�	 High speed 100-Gb  

connectivity

�	 Maximum connections  
up to 10km

CFP2
�	 High speed 100-Gb  

connectivity

�	 Maximum connections  
up to 10km

CFP
�	 High Speed 100-Gb  

connectivity

�	 Maximum connections  
up to 10km

QSFP��GBASESR��LEG EX�XFP���GE�LR�LEG AGM���F�LEG

QSFP+
�	 High speed 40-Gb  

connectivity

�	 Maximum connections  
up to 10km

XFP
�	 10-Gb connectivity 

�	 Maximum connections  
up to 300m or 10km

SFP
�	 100-Mb to 1-Gb connectivity

�	 Maximum connections of 
300m or 120km

SFP���G�SR�LEG �������B���LEG WS�G�����LEG

SFP+
�	 10-Gb  connectivity

�	 Maximum connections  
up to 550m or 80km

COPPER SFP
�	 10-Mb, 100-Mb, and 1-Gb   

connectivity

�	 Maximum connections  
up to 100m

GBIC
�	 100-Mb and 1-Gb  

 connectivity

�	 Maximum connections of  
100m or 10km

QSFPH��GAOC�M�LEGa QSFP��GADAC��M�LEG SFP���G�PDAC�M�LEGa

AOC (SFP+,  
QSFP+, QSFP28)
�	 10 to 100-Gb  connectivity

�	 Maximum connections  
up to 100m

QSFP+ 
& QSFP28 DAC
�	 High speed 40-100Gb connectivity

�	 Maximum connections up to 
7m Passive and 10m Active

SFP + DAC
�	 10-Gb connectivity

�	 Maximum connections up to 
7m Passive and 15m Active

Legrand Transceivers

Finding The Right Transceiver 
With more than 265 transceivers, Active Optical cables, and direct attach cables 
in stock, and over 4000 others available for shipping within 1-3 business days � 
finding the right transceiver for any application is fast and simple.

Our Optics are compatible with these OEMs and more:
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Our network racks, server racks, wall mount cabinets, and 

cable pathways are engineered with cable management 

and installation e�iciency as the basis of their design. These 

physical support solutions include the renowned Mighty 

Mo family of racks, our standard EIA line of racks, the 

innovative Compact Edge Cabinet, and other wall mount 

enclosures, providing a variety of choices to meet the needs 

of every installation. No other systems make it easier to 

install a network with standards-compliant bend radius, 

cable routing and strain relief � ensuring optimal network 

performance.
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Mighty Mo 20 Cable Management System

MM������B

PART NO. RACK UNIT CHANNEL DEPTH RAIL TYPE

MM20706-X 45 RU (7 ft) 6.5 in Tapped #12-24

MM20710-X 45 RU (7 ft) 10.5 in Tapped #12-24

MM20716-X 45 RU (7 ft) 16.25 in Tapped #12-24

MM20724-X 45 RU (7 ft) 24 in Tapped #12-24

MM2072438-X 45 RU (7 ft) 24 in Punched, 3/8 in Square

MM20730-X 45 RU (7 ft) 30 in Tapped #12-24

MM2073038-X 45 RU (7 ft) 30 in Punched, 3/8 in Square

MM20810-X 51 RU (8 ft) 10.5 in Tapped #12-24

MM20816-X 51 RU (8 ft) 16.25 in Tapped, #12-24

MM20824-X 51 RU (8 ft) 24 in Tapped #12-24

MM2082438-X 51 RU (8 ft) 24 in Punched, 3/8 in Square

MM20830-X 51 RU (8 ft) 30 in Tapped #12-24

MM2083038-X 51 RU (8 ft) 30 in Punched, 3/8 in Square

 �NOTE: ��For color, replace X with B (Black) or W (White).  
Patent numbers: 8,130,494 and 8,256,181 and D803,789

Mighty Mo 20 Channel Racks 
Mighty Mo 20 channel racks are designed to provide greater flexibility and optimum 
e�iciency to any size network. The top trough with built-in waterfall provides 
bend radius control and e�icient patch cable routing. Honeycomb side rails on all 
depth channel racks provide the ultimate in distribution cable management. The 
honeycomb side rails, combined with airflow ba�les, create a patented system that 
manages intake and exhaust air from side-vented equipment.
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Standard EIA Racks and Cable Management

Standard EIA 2-Post & 4-Post Racks  
Standard EIA 2 and 4-post racks provide greater flexibility and optimum e�iciency in  
any data center. The 4-post racks provide an economical mounting platform for switches  
and servers. 

PART NO. TYPE COLOR RU HEIGHT WIDTH DEPTH LOAD 
RATING �LBS�

19-72-T2SDB 2-Post Black 38 72 in 20.19 in 3 in 750

19-84-T2SDB Black 45 84 in 3 in

19-84-T2SD Clear 45 84 in 3 in

19-84-6T2SDB Black 45 84 in 6 in

19-96-T2SDB Black 51 96 in 3 in

19-96-T2SD Clear 51 96 in 3 in

19-84-T4SDA2132* 4-Post 
Adjustable

Black 45 84 in 21 in � 32 in

19-96-T4SDA2132 Black 51 96 in

19-84-SSDA2132* Black 45 84 in

 �NOTE: Clear color indicates coated metal finish.
*T4SDA2132 has 12-24 tapped mounting rails, SSDA2132 has 3/8� square hole mounting rails

������T�SD 

������T�SDA����

Runway Mounting Brackets and Plates  
Cable runway mounting brackets mount to the top of the cabinet and provide a 
surface for attaching 6 in, 12 in, 18 in or 24 in W runway. 

PART NO. DESCRIPTION COL�
OR

DIMENSIONS 
�H,W,D� �IN� FUNCTION

RRJC-T
Adjustable Runway  
Mounting Kit

Silver NA Mounts Runway perpendicular 
to the front of 2- or 4-post 
rack

RRJC-S
Mounts Runway perpendicular 
or parallel to front of 4-post 
racks

JP0606B Junction Plate Black 7.50, 4.00, 0.25 Used for junctioning cable 
runway and equipment racks. 
Runway can be junctioned 
parallel or perpendicular  
to rack.

JP0612B 12.50, 4.00, 0.25

JP1218B 18.50, 4.00, 0.25

JP1824B 24.50, 4.00, 0.25

JP0612-6TB Junction Plate for 6 in 
Upright Racks, 6 in &  
12 in Runway Support

Black 12.0, 7.00, 0.25

JP1218-6TB Junction Plate for 6 in 
Upright Racks, 12 in & 
18 in Runway Support

Black 18.50, 7.00, 0.25

JP1824-6TB Junction Plate for 6 in 
Upright Racks, 18 in&24 
in Runway Support

Black 24.50, 7.00, 0.25

RRJC�T

JP����B
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Vertical Managers, Organizers & Rings

Single-Sided Vertical Manager with Split Cover 
Mounts to the side of a standard EIA rack. The fingers are spaced to line up with rack 
units, promoting e�icient routing of patch cords to patch panels and equipment from 
the vertical manager. Dual snap on hinged covers allow easy access during moves, 
add, and changes. Available in single-sided and double-sided versions.

PART NO. SIDED TYPE HEIGHT WIDTH DEPTH

SVMS704

Single

7 ft 3.75 in 6.58 in

SVMS706 6 in

SVMS804 8 ft 3.75 in

SVMS806 6 in

Double-Sided Vertical Manager with Split Cover

PART NO. SIDED TYPE HEIGHT WIDTH DEPTH

DVMS704

Double

7 ft 3.75 in 13.17 in

DVMS706 6 in

DVMS710 10 in

DVMS804 8 ft 3.75 in

DVMS806 6 in

DVMS810 10 in

Vertical Organizer & EIA Mount Rings 
Patented vertical organizers save time and money during moves, adds, and changes to 
patch panels. Rings in the front organize patch cords with ease. A rear, U-shaped channel 
is formed either between equipment racks or at the end of a lineup to provide a pathway 
for delivering horizontal cables to patch panels. The 6 in W is used between fully loaded 
racks; the 3 in width is used with a single rack, at the end of a lineup or between partially 
loaded racks. Black. Vertical control brackets attach to equipment racks to provide secure 
backside cable containment; Legrand recommends using four brackets on an 84 in rack.

SVMS���

DVMS���

VO����T�E

PART NO. DESCRIPTION HEIGHT WIDTH DEPTH COLOR FUNCTION

VO-84-T3E Vertical  
Organizer

80 in 3 in 5.31 in Black Delivers horizontal cables to 
patch panels with rings in the 
front organize patch cords 
between equipment racks or 
at the end of a lineup

VO-84-T6E
6 in

CR-93S-1B Cable Ring 3.5 in 0.91 in
2.5 in

Provides versatile cable  
management to channel  
cables from the floor or 
ceiling to patch panels

CR-93S-2B 2.19 in

CR-93S-4B 2.19 in 4.75 in
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Standard EIA Horizontal Managers   
Horizontal cable managers are available in 1RU, 2RU, 3RU, and 4RU sizes. 
Fingers begin 3/4 in from the face of rack to provide bend limitation for 
cables, protecting cables, equipment and network performance. Included 
hinged cover mounts with six heavy duty clips allow them to be opened one 
handed without becoming �unhinged�. Manufactured from UL94V-0 rated 
plastic. 

Horizontal Cable Management Panels

PART NO. SIDED TYPE MANAGEMENT 
TYPE HEIGHT �RU� W MAXIMUM FILL CAPACITY  

�.��� DIA. CABLES�

SHMC1RU

Single

Multiple  
Fingers

1 26

SHMC2RU 2 91

SHMC3RU 3 155

SHMC4RU 4 219

DHMC1RU

Double

1 26 Front � 23 Rear

DHMC2RU 2 91 Front � 75 Rear

DHMC3RU 3 155 Front � 128 Rear

DHMC4RU 4 219 Front � 181 Rear

PART NO. DESCRIPTION

PHMC1RU Plugs for 1 RU Horizontal Cable Manger, White - Pack of 4

PHMC2RU Plugs for 2 RU Horizontal Cable Manger, White - Pack of 4

NOTE: Standard finish is Black, add W to the end of the Part Number for a White finish

Mighty Mo Horizontal Cable Management Panels  
The Mighty Mo horizontal cable management provide organized 
management for cables within the rack. Each panel features a double hinged 
cover that opens for cable access during moves, adds, and changes.

PART NO. SIDED TYPE MANAGEMENT TYPE HEIGHT �RU� W MAXIMUM FILL CAPACITY  
�.��� DIA. CABLES�

MM6HM62RU

Single Multiple  
Fingers

2 99

MM6HM82RU 2 99

MM6HMF1RU 1 49

MM6HMF2RU 2 97

MM6HMF4RU 4 238

SHMC�RU

MM�HM��RU

MM�HMF�RU

DHMC�RU
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Filler Panels

BFPT��RU���

PART NO. DESCRIPTION

BFPT-1RU-10 Tool-Less Snap-In Filler Panels - 1 RU, 19 in Wide � 10 pcs

BFPT-2RU-10 Tool-Less Snap-In Filler Panels - 2 RU, 19 in Wide � 10 pcs

 �NOTE: ��Standard finish is Black, add -W to the end of the Part Number for a White finish. 
		  Patent number: 8,955,693

Tool-Less Filler Panels    
Tool-less snap-in filler panels are used to fill open rack units in racks and cabinets 
where separation of cold air and hot air is required. They are designed to work with 
active equipment and flat or angled patch panels. The tool less snap-in filler panels 
unique patented design allows them to snap into 19 in EIA/ECA-310-E compliant 
tapped or square hole mounting rails. Because no field modification is required to fit 
a tapped hole, the panel can be remounted in a square hole in the future eliminating 
the need to stock two di�erent types of panels. Available in black and white.

BFPA��RU

PART NO. DESCRIPTION

401004788 Blank Filler Panel � 1 RU, 19 in Wide 

401004789 Blank Filler Panel � 2 RU, 19 in Wide 

401004790 Blank Filler Panel � 3 RU, 19 in Wide 

401004791 Blank Filler Panel � 4 RU, 19 in Wide 

PART NO. DESCRIPTION

BFPA-1RU* Blank Filler Panel, Angled- 1 RU, 19 in Wide 

BFPA-2RU Blank Filler Panel, Angled - 2 RU, 19 in Wide 

 �NOTE: Standard finish is Black, add -W to the end of the Part Number for a White finish.

Legrand blank filler panels fill in open spaces on all standard 19 in EIA racks and 
cabinets. They are made of aluminum with a durable powder coated finish.

Flat Blank Filler Panels  

Blank Filler Panels

Angled Blank Filler Panels  

���������
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Equipment Shelves

��������

PART NO. DESCRIPTION

60400404 Equipment Shelf - 5.25 in H x 17.25 in W x 10.13 in D - Black

60400006 Equipment Shelf - 5.25 in H x 17.25 in W x 12.13 in D - Black

60400405 Equipment Shelf - 5.25 in H x 17.25 in W x 15.13 in D - Black

Equipment Shelves    
Equipment shelves are an ideal solution for mounting any non-rack mount 
equipment within a rack or cabinet. Universally mountable in any standard 19in 
server rack or cabinet, these shelves come in a variety of configurations including: 
fixed, sliding, vented, adjustable, including di�erent mounting options. 

Standard Equipment Shelves 

��������

PART NO. DESCRIPTION

60400655 Double equipment shelf for 6.5 in channel racks - 19 in x 5.25 in x 24 in - 
Black 

PART NO. DESCRIPTION

604045075 Cantilevered Vented Equipment Shelves � 17.5 in W x 1.45 in H x 20 in 
D � Black

604045081 Cantilevered Vented Equipment Shelves � 17.5 in W x 1.45 in H x 24 in 
D � Black

Vented Equipment Shelves

���������

���������

PART NO. DESCRIPTION

604044486 Vented Equipment Shelf � Fixed � 17.5 in W x 4 in H x 18 in D � Black

604045401 Standard Vented Equipment Shelf � 17.5 in W x 4 in H x 16 in D � Black

���������

PART NO. DESCRIPTION

604044938 Vented Equipment Shelf � slide-out � 17.5 in W x 4 in H x 18 in D � Black

ESV����FMB

PART NO. DESCRIPTION

ESV-19-FMB Front Mount Vented Equipment Shelf � 19 in W, 14 in D � Black







134

DATA, POWER, CONTROL — ORTRONICS™

PHYSICAL SUPPORT SOLUTIONS

TA
B

LE
 O

F 
 

C
O

N
TE

N
TS

FI
B

ER
O

P
TI

C
S

P
H

YS
IC

A
L 

 
SU

P
P

O
R

T
C

A
B

LO
FI

L
IN

D
E

X
C

O
P

P
ER

WWW.LEGRAND.US

Wall & Pathway Mount Solutions

Swing-Out Wall Mount Cabinets    
The Swing-Out Wall-Mount (SWM) and Swing-Out Wall-Mount Reinforced SWMR 
Series wall-mount cabinets provide a convenient and easy-to use solution for edge, 
IoT, PoE and small network applications. The small form factor cabinets are 28 in 
deep for medium to large network equipment. The cabinets are made of rugged 
welded steel and feature locking doors for PCI compliance in retail applications. 
The hinged, swing-out middle section provides easy access to the rear of mounted 
equipment. The SWMR series feature heavy duty latch and hinges to accommodate 
heavier weight loads. The SWM and SWMR series cabinets are perfect for secure 
networks, small data closets, retail, educational, edge computing, and all areas 
where floor space is at a premium.

Swing-Out Wall Mount Cabinets 

PART NO. HEIGHT RAIL 
TYPE DOOR TYPE LOAD  

RATING
DESCRIPTION

SWM12RUPD-26-26 25 in 12 RU Perforated 125 lbs Swing-Out Cabinet, 12 RU, Perforated Door

SWM12RUPL-26-26 25 in 12 RU Plexiglass 125 lbs Swing-Out Cabinet, 12 RU, Plexiglass Door

SWM12RUSD-26-26 25 in 12 RU Solid 125 lbs Swing-Out Cabinet, 12 RU, Solid Door

SWM18RUPD-26-26 35.5 in 18 RU Perforated 150 lbs Swing-Out Cabinet, 18 RU, Perforated Door

SWM18RUPL-26-26 35.5 in 18 RU Plexiglass 150 lbs Swing-Out Cabinet, 18 RU, Plexiglass Door

SWM18RUSD-26-26 35.5 in 18 RU Solid 150 lbs Swing-Out Cabinet, 18 RU, Solid Door

SWM26RUPD-26-26 49.5 in 26 RU Perforated 200 lbs Swing-Out Cabinet, 26 RU, Perforated Door

SWM26RUPL-26-26 49.5 in 26 RU Plexiglass 200 lbs Swing-Out Cabinet, 26 RU, Plexiglass Door

SWM26RUSD-26-26 49.5 in 26 RU Solid 200 lbs Swing-Out Cabinet, 26 RU, Solid Door

SWM��RUPD������

Reinforced Swing Out Wall Mount Cabinets

PART NO. HEIGHT RAIL 
TYPE DOOR TYPE LOAD  

RATING
DESCRIPTION

SWMR12RUPD-26-26 25 in 12 RU Perforated 225 lbs Swing-Out Cabinet, Reinforced, 12 RU, Perforated Door

SWMR12RUPL-26-26 25 in 12 RU Plexiglass 225 lbs Swing-Out Cabinet, Reinforced, 12 RU, Plexiglass Door

SWMR12RUSD-26-26 25 in 12 RU Solid 225 lbs Swing-Out Cabinet, Reinforced, 12 RU, Solid Door

SWMR18RUPD-26-26 35.5 in 18 RU Perforated 325 lbs Swing-Out Cabinet, Reinforced, 18 RU, Perforated Door

SWMR18RUPL-26-26 35.5 in 18 RU Plexiglass 325 lbs Swing-Out Cabinet, Reinforced, 18 RU, Plexiglass Door

SWMR18RUSD-26-26 35.5 in 18 RU Solid 325 lbs Swing-Out Cabinet, Reinforced, 18 RU, Solid Door

SWMR26RUPD-26-26 49.5 in 26 RU Perforated 350 lbs Swing-Out Cabinet, Reinforced, 26 RU, Perforated Door

SWMR26RUPL-26-26 49.5 in 26 RU Plexiglass 350 lbs Swing-Out Cabinet, Reinforced, 26 RU, Plexiglass Door

SWMR26RUSD-26-26 49.5 in 26 RU Solid 350 lbs Swing-Out Cabinet, Reinforced, 26 RU, Solid Door

SWM��RUSD������

SWM��RUPL������
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Legrand Wall Mount Racks

Swing-EZ Wall Mount Racks  
The patented Swing-EZ wall rack arrives ready to square and keyholes mount in 
minutes. Reinforcement plates stabilize the frame to allow maximum load bearing 
capacity. Hub and LAN applications are easily accommodated without door 
deflection. Latch pins or bolts secure the door to the frame and remove to swing 
open smoothly from the left or right. 

������T�DB

PART NO. DIMENSIONS RU LOAD RATING

19-21-T8DB 21 in H x 19.75 in x 8 in D 11 75 lbs

19-35-T8DB 35 in H x 19.75 in x 8 in D 19

19-21-T12DB 21 in H x 19.75 in x 12 in D 11

19-35-T12DB 35 in H x 19.75 in x 12 in D 19

19-48-T12DB 48 in H x 19.75 in x 12 in D 26

19-21-T18DB 21 in H x 19.75 in x 18 in D 11

19-35-T18DB 35 in H x 19.75 in x 18 in D 19

19-48-T18DB 48 in H x 19.75 in x 18 in D 26

19-21-T25DB 21 in H x 19.75 in x 25 in D 11

19-35-T25DB 35 in H x 19.75 in x 25 in D 19

19-48-T25DB 48 in H x 19.75 in x 25 in D 26

Legrand Wall Mount Racks and hinged wall mount brackets are designed for 
applications where space is critical. Their wall mount design increases closet  
wiring capacity while allowing rear access to patch panels and equipment.
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Hinged & Vertical Wall Mount Brackets

Hinged Wall Mount Brackets  
Legrandfi hinged wall mount brackets meet smaller system requirements and 
allow easy access to the rear of the panels. Holes in back allow for rear cable feed 
through. These brackets are available in four heights, with 19 in #12-24 threaded EIA 
pattern Fully assembled � Black.

PART NO. DIMENSIONS RU LOAD RATING

WMBV2U 6 in H x 20.25 in x 4.58 in D 2 200 lbs

WMBV3U 6 in H x 20.25 in x 6.35 in D 3

WMBV4U 6 in H x 20.25 in x 8.10 in D 4

 NOTE: Supplied with (4) #12-24 screws per rack unit and (10) 6 in hook and loop fasteners.

PART NO. DIMENSIONS RU

604004396 3.5 in H x 19 in W x 6 in D 2

604004301 5.25 in H x 19 in W x 6 in D 3

604004068 7 in H x 19 in W x 6 in D 4

604004645 10.5 in H x 19 in W x 6 in D 6

Vertical Wall Mount Brackets  
Legrand vertical wall mount brackets provide the ability to mount up to 4 rack units 
of equipment vertically on a wall. The innovative design also allows the brackets to 
be mounted to a 19 in rack, under a work surface or even under Cablofil tray with 
optional hardware. The 3/8 in square holes and installed #12-24 RU nuts allow 
patch panels, switches or even servers to be mounted to the brackets � Black.

���������

���������

WMBV�U
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Overhead Cable Pathway Racks

Mighty Mo Overhead Cable Pathway Racks  
The Mighty Mofi cable pathway rack series is available in RU increments from  
2RU through 8RU, and in both black and white.

The Mighty Mo Overhead cable Pathway Rack simplifies above rack cable 
management by adding RU space for patch panels without taking up any 
additional floor space. The racks can be easily installed in several orientations 
using threaded rods suspended from the ceiling or by being attached to existing 
overhead cable pathway systems from Legrand, including Cablofilfi wire mesh tray 
and tubular runway. 

The Mighty Mo overhead cable pathway rack features up to eight rack units and 
a snap-fit 3-piece plastic waterfall which allows for exceptional cable egress 
down to adjacent racks or cabinets. Manufactured from a welded steel frame, the 
rugged overhead rack is ready to install right out of the box, perfect for new builds 
or retrofits in data centers and telecom rooms.

PART NO. DESCRIPTION RU

MMOHR-2RU-X Mighty Mo Overhead Cable Pathway Rack, 2RU 2

MMOHR-3RU-X Mighty Mo Overhead Cable Pathway Rack, 3RU 3

MMOHR-4RU-X Mighty Mo Overhead Cable Pathway Rack, 4RU 4

MMOHR-5RU-X Mighty Mo Overhead Cable Pathway Rack, 5RU 5

MMOHR-6RU-X Mighty Mo Overhead Cable Pathway Rack, 6RU 6

MMOHR-7RU-X Mighty Mo Overhead Cable Pathway Rack, 7RU 7

MMOHR-8RU-X Mighty Mo Overhead Cable Pathway Rack, 8RU 8

NOTE: For color, replace X with B (Black), W (White).

MMOHR��RU�W
CABLOFIL MOUNTED

MMOHR��RU�B 

TUBULAR RUNWAY 
MOUNTED

MMOHR��RU�W 

THREADED ROD 
MOUNTED
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Hardware & Accessories

Panel Mounting Screws & Cage Nuts  
Legrandfi mounting screws replace lost or damaged screws for patch panels and 
cable management panels. These combination head screws with #12-24 threads 
have a pilot point for easy starting. Black.

PART NO. DESCRIPTION

60400005 Panel Mounting Screw � Black, Set Of 4 

PART NO. DESCRIPTION

60400533 Panel Mounting Screw, 12-24 x 5/8 - Black, Pack of 50

PART NO. DESCRIPTION

RU-1224CN Rack Unit Cage Nuts, #12-24, Pack of 50

PART NO. DESCRIPTION

PS-1224CN 12-24 Cage Nut Kit, Pack of 50

PART NO. DESCRIPTION

PS-M6X1CN M6 Cage Nut Kit, Pack of 50

60400005

60400533

RU-1224CN

PS-1224CN

PS-M6X1CN

PART NO. DESCRIPTION

MM201224CN 12-24 Cage Nut Kit for .125 thick material, Pack of 50

MM201224CN 
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Bonding Bars & Kits

Primary Bonding Busbars & Kits    
Manufactured of 1/4 in thick electrolytic tough pitch 110 alloy copper bar. Includes 1-1/2 
in insulators and 1 in o�set stainless steel mounting brackets. Includes one 1/2 oz. tube 
of antioxidant joint compound. Meets BICSI and ANSI/TIA-607 standards.

Kits include: (1) Copper bonding bar with brackets and insulators, (6) #6 compression 
lugs, (3) #2 compression lugs, (1) 2/0 compression lug, (1) 4/0 compression lug, (12) 1/4 
in�20 x 3/4 in SS hex head cap screw, (12) 1/4 in�20 SS lock washer, (12) 1/4 in�20 SS 
hex nut, (6) 3/8 in�16 x 1 in SS hex head cap screw, (6) 3/8 in�16 SS lock washer, (6) 3/8 
in�16 SS hex nut.

PART NO. DESCRIPTION

GB4X12TMGB Telecommunications Main Ground Bar, 12 in W x 4 in H, 12-5/16 in hole 
sets, 6-7/16 in hole sets

GB4X20TMGB Telecommunications Main Ground Bar, 20 in W x 4 in H, 24-5/16 in Hole 
Sets, 6-7/16 in Hole Sets GB4X12TMGB

PART NO. DESCRIPTION

GB4X12TMGBKIT Telecommunications Main Ground Bar Kit, 12in W x 4 in H, 12-5/16 in hole 
sets, 6-7/16 in hole sets

GB4X20TMGBKIT Telecommunications Main Ground Bar Kit, 20 in W x 4 in H, 24-5/16 in 
hole sets, 6-7/16 in hole sets GB4X12TMGBKIT

Secondary Bonding Busbars & Kits 
Manufactured of 1/4 in thick electrolytic tough pitch 110 alloy copper bar. Includes 1-1/2 
in insulators and 1 in o�set stainless steel mounting brackets. Includes one 1/2 oz. tube 
of antioxidant joint compound. Meets BICSI and  ANSI/TIA-607 standards. Kits include: 
(1) Copper bonding bar with brackets and insulators,  (6) #6 compression lugs,  (3) #2 
compression lugs,  (1) 2/0 compression lug,  (1) 4/0 compression lug,  (12) 1/4 in�20 x 
3/4 in SS hex head cap screw,  (12) 1/4 in�20 SS lock washer,  (12) 1/4 in�20 SS hex nut,  
(6) 3/8 in�16 x 1 in SS hex head cap screw,  (6) 3/8 in�16 SS lock washer,  (6) 3/8 in�16 
SS hex nut.

PART NO. DESCRIPTION

GB2X10TGB Telecommunications Main Ground Bar, 10 in W x 2 in H, 4-5/16 in hole 
sets, 3-7/16 in hole sets

GB2X12TGB Telecommunications Main Ground Bar, 12 in W x 2 in H, 6-5/16 in hole 
sets, 3-7/16 in hole sets

PART NO. DESCRIPTION

GB2X12TGBKIT Telecommunications Main Ground Bar Kit, 12 in W x 2 in H, 6-5/16 in hole 
sets, 3-7/16 in hole sets

GB2X10TGB

GB2X12TGBKIT
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Compression Lugs & Taps

Two Hole Long Barrel Compression Lugs   
Manufactured from electroplated tinned copper. Long barrels maximize number of 
crimps and are color coded. Inspection port assures full conductor insertion. 10pk.

CL�LB�B

PART NO. CABLE SIZE O.C. DIMENSION 
BETWEEN HOLES

SCREW  
SIZE

COLOR 
CODE

CL2LB6A 6 .625 in 1/4 in Blue

CL2LB6B 6 .75 in 3/8 in Blue

CL2LB6C 6 1 in 3/8 in Blue

CL2LB2A 2 .625 in 1/4 in Brown

CL2LB2C 2 1 in 3/8 in Brown

CL2LB10C  1/0 1 in 3/8 in Pink

CL2LB20C  2/0 1 in 3/8 in Black

CL2LB30C  3/0 1 in 3/8 in Orange

CL2LB40C 4/0 1 in 3/8 in Purple

Bonding & Grounding

C-Type Compression Taps   
Connects two copper conductors together with a hydraulic crimp tool. 10 pack.

CTHD����

PART NO. CONDUCTOR RUN CONDUCTOR TAP

CTHD4666 #4 Stranded  #6 Solid #6 Stranded #6 Solid

CTHD4446 #4 Stranded  #6 Solid #4 Stranded #4 Solid

CTHD2248 #2 Stranded  #2 Solid #4 Stranded #8 Solid

CTHD2222 #2 Stranded  #2 Solid #2 Stranded #2 Solid

CTHD220 2/10 Stranded  1/10 Solid #2 Stranded #8 Solid

Mechanical Compression Tools

PART NO. DESCRIPTION

MCT810 Terminates copper compression connectors in wire sizes #8 through 1/0.  
Dies included.

MCT840
Dieless adjustable compression tool with steel handle. Works with  
copper conductor sizes #8 through 250MCM and aluminum conductors #8 through 
4/0. For use with compression lugs and compression taps.
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PART NO. DESCRIPTION

60400010 Single conductor ground lug for 6 AWG to 14 AWG conductors

Two Hole Ground Lug
Allows bonding of racks and cabinets utilizing the standard EIA/TIA hole 
pattern. Manufactured of electro-tin plated aluminum and allows attachment 
of copper or aluminum conductor sizes from 14AWG to 2/0. Meets BICSI and 
ANSI/TIA-607 recommendations for two hole mounting. Includes two 3/8 in x 
1 in hex socket head set screws.

PART NO. DESCRIPTION

GL2014 Bolt hole size: 1/4 in, O.C. spacing 5/8 in

Copper O�set Terminal Lugs 

Bonding Jumper & Lugs

PART NO. DESCRIPTION

COTL1014 Wire range: max 10-strand, min 14-strand, bolt hole size: #8,  
ampere rating: 25. 10 Pack

COTL28 Wire range: max 2-strand, min 8-strand, bolt hole size: 1/4 in, ampere 
rating: 70. 10 Pack

COTL614 Wire range: max 6-strand, min 14-strand, bolt hole size: #8, ampere 
rating: 50. 10 Pack

Bonding Kit for Racks
This kit provides a reliable systems bond for the distribution rack.  
One bonding kit is recommended for each rack.

COTL����

��������

GL����

Insulated Bonding Jumper Kit

PART NO. DESCRIPTION

GJ8KIT Bonding jumper assembly kit, #6 AWG x 7 strand green THW insulation, 8 inL

GJ�KIT
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PART NO. DESCRIPTION

AJCA Aluminum Antioxidant Joint Compound, 1/2 oz. - Pack of 12

AJCA8 Aluminum Antioxidant Joint Compound, 8oz.

Aluminum Antioxidant
Synthetic base with suspended zinc particles. Material is gray in color. 
Recommended for aluminum to aluminum, aluminum to copper and  
aluminum conduit threads.

AJCA�

PART NO. DESCRIPTION

AJCC Copper Antioxidant Joint Compound, 1/2 oz. - Pack of 12

AJCC8 Copper Antioxidant Joint Compound, 8oz.

Rack Isolation Pads
Isolates equipment racks from concrete floors for e�ective bonding and 
grounding.

PART NO. DESCRIPTION

IPK Isolation Pad Kit for Standard EIA Racks - Pack of 2

MMIPK Isolation Pad Kit for Mighty Mo Racks - Pack of 2

Copper Antioxidant
Synthetic base compound with suspended copper particles. Material is copper  
in color. Recommended for copper to copper connections, copper threads and  
all ground applications.

AJCC�

IPK

Antioxidant & Isolation Pads
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Cablofil: Precision Engineering
and High Quality  
Cablofil cable management is constructed of precision engineered, high 
quality, welded steel wire and is the result of decades of research gained 
from the installation of 110,000 miles of tray across the globe. Our tray is 
subjected to testing at every stage of the manufacturing process.

Resistance to Fire

Cablofil cable management is certified E-30 to E-90. This German standard 
is the only certification of its kind in the world and requires that the tray and 
its supports withstand 1000°C or 1832°F heat for a period of 90 minutes. This 
is an important safety consideration when planning fire exit routes from a 
burning building.

Excellent EMC 

Testing by independent laboratories show that Cablofil cable management, 
when installed and earthed correctly, significantly reduces electromagnetic 
disturbances. The steel structure of tray absorbs EMI and drains the 
disturbance away from cables causing minimal e�ect to the connected 
equipment. Cable pathways constructed of aluminum alloys or plastics have 
no e�ect on EMI reduction. 
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Splice & Connector Hardware 

PART NO. DESCRIPTION

EDRN �	EDRN is our fastest splice � Saves up to half the install time 
compared to using bolted connections

�	Special assembly tool (EDRNTOOL) is included in every bag  
of 50 splices

�	UL classified splice

Cablofil has a splice for every need. Our EDRN is the fastest splice we o�er, saving 
up to half the installation time compared to bolted connections. Other splices are 
available that give your installation additional strength or have improved electrical 
continuity. The choice is yours. 

Fast Splice

EDRN

PART NO. DESCRIPTION

RADT90KIT �	RADT90KIT creates secure tray junctions

�	Facilitates easy cable pulling into the cable pathway

�	Available for 2, 4, and 6 in depth tray

�	RADT9012KIT available with wider radius that makes pulling large 
power cables into Cablofil much easier

Radius Tee 90° Kit

RADT��KIT

PART NO. DESCRIPTION

SWK �	SWK is designed with a … in x 20 in threaded bolt compatible with 
standard US tools

�	Use SWK to splice any two sections of Cablofil tray

�	Swagged nut allows clamp to be stationary while nut is tightened 

�	Also use for fabricating bends, turns, and tees 
UL classified splice

Splice Washer Kit

SWK



165

DATA, POWER, CONTROL — ORTRONICS™

CABLOFIL SOLUTIONS

TA
B

LE
 O

F 
 

C
O

N
TE

N
TS

FI
B

ER
O

P
TI

C
S

P
H

YS
IC

A
L 

 
SU

P
P

O
R

T
C

A
B

LO
FI

L
IN

D
E

X
C

O
P

P
ER

WWW.LEGRAND.US

Fast Assembly System (FAS)

The FAS system utilizes simple one-step locking tabs that require no additional hardware 
to secure tray runs to its supports, reducing installation time and saving money.

FAS Profile

PART NO. DESCRIPTION

FASP �	FASP Supports Cablofil tray in trapeze hung and/or wall mounted 
applications 

�	Available in 6 in through 120 in lengths

�	For trapeze hung installs, use a FAS Profile that�s 4 in longer than 
the tray width

FASP

PART NO. DESCRIPTION

FASPCH �	FASPCH Supports Cablofil tray in center hung ceiling installations 

�	Supports tray widths from 8 in to 24 in

�	Only one threaded rod is needed to suspend the tray

FAS Center Hanger

FASPCH

PART NO. DESCRIPTION

FASL �	FASL Supports Cablofil tray in wall-mounted applications

�	FASL Supports Cablofil tray in under floor applications (in 
combination with UFC Clamp or EDF Rail)

�	Supports tray widths from 4 in to 18 in

�	Patented FAS style attachment holds cable tray secure without 
nuts and bolts

FAS L Bracket

FASL

PART NO. DESCRIPTION

FASUCB �	FASU supports Cablofil tray in wall-mounted applications

�	Supports tray widths from 4 in to 24 in 

�	Patented FAS style attachment holds cable tray secure without 
nuts and bolts 

FAS Universal Bracket

PART NO. DESCRIPTION

FASROLLER �	FASROLLER installs directly onto Cablofil tray, facilitating the 
puling of cables around bends, beams and under floor

�	Unique, four roller design, prevents cable snagging

�	Easy open gate allows full access FASROLLER

�	Sold in sets of six � including carrying case 

FAS Roller

FASUCB

FASROLLER
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J-Hooks 

PART NO. PACK SIZE
HOOK SIZE 

�IN�

LOAD  
CAPACITY 

�LBS�

CABLE CAPACITY

��PAIR UTP 
CAT�E CAT6 � STRAND  

FIBER OPTIC

CJ12H 50 3/4 17 16 10 16

CJ21H 50 1 5/16 17 50 32 50

CJ32H 50 2 17 80 50 80

CJ64H 25 4 50 300 220 300

CJ Series 
CJ Series J-Hooks provide stress-free support for multiple cables and features  
a structural design for optimal strength and tapered edges to minimize damage. 
Pre-drilled holes reduce on-site modifications and multiple attachment options 
are available, enabling quick and easy installation virtually anywhere.

CJ��H CJ��H CJ��H CJ��H

ITEM SUFFIX DESCRIPTION ITEM SUFFIX DESCRIPTION

W Bat Wing 12 Gage � 1/4 in ATR CPCB Angled Clip and Pressed Beam Clamp � Up to 1/2 in

AC 90° Angled Clip � 1/4 in Hole SSBC Assembled to SSBC � 1/8 to 1/2 in

AC6 90° Angled Clip � 3/8 in Hole ACSSB Angled Clip and SSBC � Swivels 360°

HOK24 Knock-On Steel Beam Clamp � 1/8 to 1/4 in ACHOK24 Knock-On Clamp and Angled Clip � Swivels 360°

HOK58 Knock-On Steel Beam Clamp � 5/16 to 1/2 in MS (Color)* Mylar ID Label Color Options

PBC Pressed Beam Clamp � Up to 1/2 in

*User installed - Contact Customer Service for more information

Attachment Options 

Hybrid J-Hooks 
Hybrid J-Hooks are Plenum rated and features a built-in latch for 
locking the bendable flap into place � 100s of times. CJHP J-Hooks 
combine the best of metal and plastic, providing the strength of 
steel and an extra wide 2 in slick, no-bur surface for easy cable 
pulling. They support all data communication/low-voltage cabling 
with multiple attachment options are available, enabling quick  
and easy installation virtually anywhere. 

PART NO. PACK SIZE
HOOK SIZE 

�IN�

LOAD  
CAPACITY 

�LBS�

CABLE CAPACITY

��PAIR UTP 
CAT�E CAT6 � STRAND  

FIBER OPTIC

CJ16HP 50 1 17 20 15 20

CJ32HP 50 2 17 90 32 90

CJ48HP 50 3 50 200 150 200

CJ64HP 25 4 50 300 220 300

CJ��HP CJ��HP CJ��HP

W
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Accessories

PART NO. DESCRIPTION

UDO8 Enables cable drops directly off the side of the tray without having to 
make any cuts or modifications, allowing the strength of the tray to 
be maintainedUDO12

UDO18

UDO24

Universal Drop Out

UDO

Center Drop Out 

CDO

Over-The-Top Waterfall Drop Out 

PART NO. DESCRIPTION

CDO
Enables cable drops through the center of the tray either before or 
after cabling is installed. Available in electrozinc, white, black, or 
custom colors to match any data center.

PART NO. DESCRIPTION

OTDOFAS Snaps onto wire basket allowing cables to exit or enter the side of the 
tray, eliminating the need to cut any side wires that reduce tray integrity.

�	CF54 Series: Fits 300 Width & Wider

�	CF105 Series: Fits 150 Width & Wider

�	CF150 Series: Fits All Widths

Plastic Insert 

PART NO. DESCRIPTION

INSERTPPXXX Creates a smooth bottom for sensitive cable types in Cablofil  
cable management. Available in bottom only and bottom with sides, 
each 200 ft polypropylene roll can be easily cut to length to fit any 
installation. 

Cable Exit Snap In Mounting Tabs 

PART NO. DESCRIPTION

CABLEXIT Protects cables when exiting or entering tray. Snap-in mounting tabs 
eliminate the need for attachment hardware and speeds install time.

Cablofil Cutter  

PART NO. DESCRIPTION

COUPFIL Side Action Angle Bolt Cutters 

OTDOFAS

INSERTPPXXX

CABLEXIT

COUPFIL
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Cablofilfi wire cable tray and accessories are available in a variety of finishes to meet any industry need, from decorative 
to extreme environments. Use this chart to help you determine the best finish for your application and its availability.

SYMBOL MATERIAL FINISH & 
STANDARD

INTERIOR  
INSTALLATIONS

EXTERIOR  
INSTALLATIONS

PETROLEUM 
CHEMICAL 

PLANTS

MARINE/SALT, 
ENVIRON.

ACIDIC 
ALKALINE 
ENVIRON.

FOOD  
PRODUCTION, 
WASH�DOWN, 
CLEAN ROOMS

HALOGEN 
ENVIRON.

Carbon Steel 
ASTM A653

Pre-Galvanized:
Continuous  
Galvanization  
Before Fabrication 
ASTM A 653

 

Carbon Steel 
ASTM A510
Grade 1008

Electrozinc: 
After Fabrication
ASTM A 123

Carbon Steel 
ASTM A510
Grade 1008

Hot Dipped 
Galvanized:
After Fabrication 
ASTM A 123

Carbon Steel 
ASTM A510
Grade 1008

Geomet:
Zinc and  
Aluminum  
Protection  
Equivalent to Hot 
Dip Galvanization
ASTM F 1136

 

Stainless Steel 
AISI Type 304L

Stainless  
Steel 304L:
Cleaned and 
Passivated 
ASTM 380

Carbon Steel 
ASTM A510
Grade 1008

Stainless  
Steel 316L:
Cleaned and 
Passivated 
ASTM A 380

Carbon Steel 
ASTM A510
Grade 1008

Black Painted:
Black Powder 
Coated 
ASTM D 3451

Carbon Steel 
ASTM A510
Grade 1008

Custom Painted:
Custom Color 
Powder Coated
ASTM D 3451

 

Note: For a detailed explanation of finish standards and compatibility, visit www.legrand.us/cablofil            �Recommended    �Possible 

CERTIFICATIONS 
Cablofil products have been independently evaluated by UL, CSA, ABS, DNV,ETL and VDE to meet 
applicable standards and requirements. Our products hold UL Classification to NEC requirements, 
cCSAus certification to NEMA and CSA requirements, ABS Products Design Assessment 
certification and E90 certification. Our products also meet the standards requirements of IEC, EIA-TIA 
and BICSI. For more information on Cablofil certifications please visit www.legrand.us/cablofil 

MEMBERSHIPS
NEMA, CTI, EIA_TIA, NFPA, IEC, BICSI

Finishes & Certifications 

PG

EZ

GC

DC

304L

316L

BL

PE





170

DATA, POWER, CONTROL — ORTRONICS™

WWW.LEGRAND.US

TA
B

LE
 O

F 
 

C
O

N
TE

N
TS

FI
B

ER
O

P
TI

C
S

P
H

YS
IC

A
L 

 
SU

P
P

O
R

T
C

A
B

LO
FI

L
IN

D
E

X
C

O
P

P
ER

Limited Warranty for Legrand DAT Products  
(Basic Product Warranty)
 
LIMITED WARRANTY FOR LEGRAND DAT PRODUCTS (BASIC PRODUCT WARRANTY)

THIS LIMITED WARRANTY GIVES WARRANTEE SPECIFIC LEGAL RIGHTS. WARRANTEE MAY ALSO HAVE OTHER 
RIGHTS, WHICH VARY FROM STATE TO STATE. DURING THE WARRANTY PERIOD, THE HEREBY-WARRANTED 
DAT PRODUCT WILL BE FREE FROM DEFECTS IN MATERIALS AND WORKMANSHIP. THE DURATION OF, AND 
REMEDIES PROVIDED BY, ALL IMPLIED WARRANTIES, INCLUDING WITHOUT LIMITATION THE WARRANTIES 
OF MERCHANTABILITY AND FITNESS FOR A PARTICULAR PURPOSE ARE LIMITED TO THE DURATION OF 
THIS EXPRESS LIMITED WARRANTY. RESPONSIBILITY FOR DEFECTIVE GOODS IS LIMITED TO REPAIR OR 
REPLACEMENT AS DESCRIBED BELOW.

Data Infrastructure (DAT) is part of Legrand DPC which is the unincorporated Data, Power and Control Division of 
Legrand North and Central America. DAT products are sold through Ortronics Inc. (�ORTRONICS�), a wholly owned 
subsidiary of Legrand North and Central America having its primary place of business at address 125 Eugene O�Neill 
Drive New London, CT 06320. These warranties are extended by ORTRONICS.

Warrantee means an owner of a DAT Product who has purchased it from ORTRONICS, either directly or through a 
channel authorized by ORTRONICS. Such channels include, but are not limited to, distributors and systems integrators. 
ORTRONICS extends this limited warranty to the Warrantee. This limited warranty covers defects in materials and 
workmanship of DAT Products for the Warranty Period as defined below. DAT Products are sold by ORTRONICS

Exclusions From this Limited Warranty
This Limited Warranty is void if:

1.	 the DAT Product has not been properly installed in accordance with Ortronics specifications;

2.	 the DAT Product has been subject to unauthorized service;

3.	 the DAT Product has been subject to mishandling, misuse, or abuse;

4.	 the DAT Product has been modified;

5.	 the DAT Product has su�ered damage resulting from lightning, vandalism, fire, earthquake, acts of nature, or any 
other cause that the product was not designed to withstand;

6.	 DAT Products are exposed to moisture, liquids (such as paint), or water;

7.	 DAT Product defects result from environmental or third-party materials, including but not limited to work areas, 
patching or equipment cords, or from moves, additions and changes by parties other than a Certified Contractor; 

8.	 the DAT Product has been used, or attempted to be used, for other than the customary usage or for other than the 
product�s intended use; or

9.	 the DAT Product has not been maintained in accordance with Ortronics� instructions.

This limited warranty starts on the date of purchase and lasts for the Warranty Period.

The Warranty Period for all Passive DAT Products is FIVE (5) YEARS. Passive DAT Products are products that transmit 
data without alteration or amplification of any data signals. Passive DAT Products include, but are not limited to, 
products sold under the brand names Clarity, TechChoice, Infinium, Quiktron and Q-Series.

The Warranty Period for all for all connectivity, cable management, and physical supports, including racks and 
cabinets is FIVE (5) YEARS.

The Warranty Period for all Active DAT Products is ONE (1) YEAR, excluding Power Products and Transceivers. Active 
DAT Products are products that transmit data with alteration or amplification of any data signals. Active DAT Products 
include, but are not limited to, products sold under the brand names Clarity, Infinium, Quiktron and Q-Series.
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CONDUIT SIZE �/� IN � IN � IN � IN � IN

Superior Essex Cable  
(diameter in inches)

Number of Cables at Max Recommended Conduit Fill 
(1 cable @ 53%, 2 cables @ 31%, 3 or more cables @ 40%)

10GainXP Category 6A CMR (0.275 in) 3 5 21 48 82

10GainXP Category 6A CMP (0.25 in) 4 7 27 60 103

10Gain Category 6A CMP (0.295 in) � 3 13 30 53

10Gain Category 6A CMP (0.295 in) � 4 19 41 72

PowerWise 10G 4PPoE CMP (0.30 in) 2 4 19 41 72

Category 6A F/UTP (ScTP) CMR (0.29 in) 3 5 20 44 77

Category 6A F/UTP (ScTP) CMP (0.28 in) 3 5 21 48 82

Category 6A U/FTP (STP) CMR/CMP (0.32 in) 2 4 16 36 63

DataGain Category 6+ CMR/CMP (0.22 in) 5 9 35 77 134

Category 6 CMR (0.21 in) 6 10 38 85 147

Category 6 CMP (0.20 in) 6 11 42 94 162

Category 6+ F/UTP (ScTP) CMR (0.29 in) 3 5 20 44 77

Category 6+ F/UTP (ScTP) CMR (0.28 in) 3 5 21 48 82

Cobra Category 5e+ CMR/CMP (0.19 in) 6 11 42 94 162

Marathon LAN Category 5eCMR (0.19 in) 6 11 42 94 162

Marathon LAN Category 5e CMP (0.18 in) 8 13 52 116 200

PowerWise 1G 4PPoE CMR/CMP (0.23 in) 5 8 32 71 122

Category 3 100 Pair CMR (0.74 in) - 1 3 6 11

Category 3 100 Pair CMP (0.84 in) - - 1 5 8

Conduit Tray Fill

This chart assumes 
no more than 2 bends 
between pull boxes. If 
more than 2 bends are 
installed, the number 
of cables per conduit 
should be reduced or 
the conduit oversized.

CABLOFIL TRAY PN 
�DIMENSION IN INCHES�

CF��/��� 
��W X �H�

CF��/��� 
��W X �H�

CF��/��� 
���W X �H�

CF��/��� 
���W X �H�

Superior Essex Cable  
(Diameter in Inches)

Number of Cables at Max Recommended Tray Fill 
(Maximum Recommended 50% Fill)

10GainXP Category 6A CMR (0.275 in) 102 204 305 407

10GainXP Category 6A CMP (0.25 in) 123 246 369 493

10Gain Category 6A CMP (0.295 in) �� 126 188 251

10Gain Category 6A CMP (0.295 in) 

 177 265 354

PowerWise 10G 4PPoE CMP (0.30 in) 86 171 257 342

Category 6A F/UTP (ScTP) CMR (0.29 in) 92 183 275 366

Category 6A F/UTP (ScTP) CMP (0.28 in) 98 196 295 393

Category 6A U/FTP (STP) CMR/CMP (0.32 in) 75 150 225 301

DataGain Category 6+ CMR/CMP (0.22 in) 159 318 477 636

Category 6 CMR (0.21 in) 175 349 524 698

Category 6 CMP (0.20 in) 192 385 577 770

Category 6+ F/UTP (ScTP) CMR (0.29 in) 92 183 275 366

Category 6+ F/UTP (ScTP) CMR (0.28 in) 98 196 295 393

Cobra Category 5e+ CMR/CMP (0.19 in) 213 426 640 853

Marathon LAN Category 5eCMR (0.19 in) 213 426 640 853

Marathon LAN Category 5e CMP (0.18 in) 238 475 713 950

PowerWise 1G 4PPoE CMR/CMP (0.23 in) 145 291 436 582

Category 3 100 Pair CMR (0.74 in) 14 28 42 56

Category 3 100 Pair CMP (0.84 in) 11 22 33 44

Conduit Tray Fill (2 in Depth)

To calculate your own fill ratio, go to Legrand.us/tools 
and download the Cablofil Interactive Load Table





175

INDEX

TA
B

LE
 O

F 
 

C
O

N
TE

N
TS

FI
B

ER
O

P
TI

C
S

P
H

YS
IC

A
L 

 
SU

P
P

O
R

T
C

A
B

LO
FI

L
C

O
P

P
ER

IN
D

E
X

WWW.LEGRAND.US

PRODUCT FAMILY COLOR

Copper Solutions

Fiber Optic Solutions

Physical Support Solutions
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INDEX

PART NO. PAGE

Numeric
033-680 20

033-681 20

033-682 20

033-683 20

033-684 20

033-685 20

20500043 92

20500337 92

20500366 92

20500368 92

20500369 92

20500370 92

20500371 92

20500373 92

20500382 92

20500383 92

20500384 92

20500385 92

30200007 35

30200109 35

30200110 35

30200140 35

40300011 48

40300023 49

40300100 27

40300158-XX 48

40300159-XX 48

40300164 48

40300164-XX 49

40300167-XX 49

40300191-XX 48

40300191 49

40300270-XX 21

40300270-XX 24

40300270-XX 26

40300270-XX 34

40300271-XX 21

40300271-XX 24

40300271-XX 26

40300271-XX 34

40300545-XX 24

40300545-XX 98

40300546-XX 24

40300546-XX 98

40300547-XX 24

40300547-XX 98

40300548-XX 24

40300548-XX 98

40300549-XX 24

40300549-XX 98

40300554-XX 24

40300554-XX 98

40300555-XX 24

40300555-XX 98

40300575-XX 26

40300575-XX 100

40300576 26

40300576 100

40300577 26

40300577-00 26

40300577 100

40300577-00 100

40300620-XX 24

40300620-XX 98

40300630-00 34

40300633-XX 26

40300633-XX 100

40300656 49

40300664 48

40309500 27

40309500 101

40313100 27

40313200 27

40313200 101

40322100 27

40322200 27

40322200 101

40322500 27

40322500 101

40323200 27

40323200 101

40323500 27

40323500 101

40324100 27

40324200 27

40324200 101

40324500 27

40324500 101

40325100 27

40325200 27

40325200 101

40325500 27

40325500 101

40326100 27

40326200 27

40326200 101

40326500 27

40326500 101

40327100 27

40327200 27

40327200 101

40327500 27

40327500 101

40328100 27

40328200 27

40328200 101

40336500 27
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