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As the industry leader in structured wiring, Legrand provides
the proven, practical solutions preferred by installers and major
home builders across the country. Our comprehensive On-Q
product offering  which includes wall plates, jacks, HDMI cables,
straps, tools, modules, enclosures & home theater solutions
simpli es installations and reduces time on site. We specialize in
meeting the right speci cations for any project  residential or
light commercial  with solutions that exceed your needs. From
single-family homes to apartments, townhomes to condominiums,
Legrand has the professional answer for any project.
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PLASTIC ENCLOSURES

* Enclosure trim ring comes free, essential for * Reversible door snaps easily into trim ring
concealing drywall cutouts for a professional look without tools, swings a full 180 degrees

* Universal mounting grid maximizes compatibility with * Lockable with included screws or
third party products without additional brackets Optional Keyed Lock (364487-01)

* Extra venting along vertical plane of door * UL listed and USA-Made

allows for superior heat dissipation

DESCRIPTION 42" Enclosure

30" Enclosure

20" Enclosure

W e ‘
N E ]
Enclosure Dimensions 22.2Lx 32.2Lx 44.2 L X
17.5Wx 55D 175 Wx5.5D 175 Wx5.5D

Plastic Enclosure with Hinged Door & Trim Ring ENP2050-NA ENP3050-NA ENP4250-NA
Plastic Hinged Door & Trim Ring Only ENP2060-NA ENP3060-NA ENP4260-NA
Plastic Enclosure Only ENP2080-NA ENP3080-NA ENP4280-NA

Plastic Hinged Door & Trim Ring Only (Pack of 5) ENP20605-NA ENP30605-NA ENP42605-NA

Plastic Enclosure Only (Pack of 5) ENP20805-NA ENP30805-NA ENP42805-NA
Trim Ring, For Replacement Only ENP2001-NA ENP3001-NA ENP4201-NA

ACCESSORIES
364487-01 Replacement Lock Assembly & 2 Key Kit
AC1034 2 Rubber Grommet Pack for Plastic Enclosure \
(Pack of 5) 90606
AC1035-20 Cable Management Clips (20) 364487 01 AC1034 AC1035 20
AC1040 Plastic Universal Mounting Plate 1 — ]_1, ‘—1,‘} e
AC1041 Fiber Management Spools (pair) = I = “ &
— — P o
== s =
Accessories compatible with plastic enclosures only - — ]_] — ] - ‘
AC1040 AC1041

/@ WWW.LEGRAND.US/ONQ



METAL ENCLOSURES

Flush and surface installation options
Flanged covers hide drywall openings

UL listed for fire and security alarm equipment

Made in the USA

DESCRIPTION 12" Enclosure
Enclosure 12.13 Hx
Dimensions 14.25 Wx 3.6 D
Enclosure with

Screw-0On Cover SREALY
Enclosure with

Hinged Cover Le
Enclosure, Only N/A
Screw On Cover, Only EN1220
Hinged Cover, Only N/A
Enclosure Only, with N/A
Stackable Knockouts*

Enclosure Depth

Extender** e
Enclosure Extender

Wire Manager e
Brushed Aluminum

Frame, Clear Insert N/A
(Cover Only)

Brushed Aluminum

Frame, Smoke Insert N/A

(Cover Only)

14" Enclosure

14 Hx
1425 Wx3.6 D

EN1400

EN1450

EN1480
EN1420
EN1460

EN1485

N/A

N/A

N/A

N/A

a ]l

rn

Cable guard insert protects cables and equipment from
dust, paint and debris between rough-in and trim out
Includes 3 powder-coated openings for cable

pass-through

20" Enclosure

20 Hx 28 Hx
1425 Wx3.6 D

EN2000 EN2800
EN2050 EN2850
EN2080 EN2880
EN2020 EN2820
EN2060 EN2860
EN2085 EN2885
N/A 364450-03
N/A 364482-01
N/A 364593-11
N/A 364593-14

* This enclosure has ve knockout locations and allows vertical alignment of two enclosures for cable pass-through.
** Extenders add 2.5 of enclosure depth.

28" Enclosure

1425 Wx 3.6 D

42" Enclosure

42 Hx

EN4200

EN4250

EN4280
EN4220
EN4260

EN4285

364450-04

364482-01

364594-11

364594-14

1425 Wx3.6 D
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PLASTIC & METAL ENCLOSURE ACCESSORIES
ACCESSORIES

PART NO. DESCRIPTION
364254-01 Cable Modem Mounting Plate
364259-01 Caddx Mounting Plate
_ 364465-01 DSC 1555 Mounting Plate, Half Width
364466-01 DSC 832/1555 Mounting Plate, Full Width
364254-01 364259-01 364465-01 364466-01 )
364478-01 Replacement Lock Assembly & 2 Key Kit
364516-01 Caddx NetworX Series Mounting Plate - not shown
364714-08 Ademco Half Width Controller Mounting Plate
364715-01 Ademco Universal Controller Mounting Plate
364478-01 364714-08 364715-01 F7510 e V0 ERY [T &
F7510 Three Bay Bracket
p . F9001 Six Bay Bracket
- (] ]
'.. ‘ 364896-01  Universal Mounting Plate, Half Width
~ - ]
- 364904-01 Universal Mounting Plate, Full Width
F9001 364896-01 364904-01 AC1011 AC1011 Universal Circuit Board Mounting Bracket
AC1020 Third-Party Enclosure Mouting Bracket
o " I_ ‘,'TT ;1] | 364264-01 Battery Holder, Half-Width
% N = 364265-01 Battery Holder, Full-Width
- 3 Pal—— R |
' - AC1040 Plastic Universal Mounting Plate
AC1020 364264-01 364265-01 AC1040 AC1041 Fiber Management Spools (pair)
B . Ly AC1042 MDU Mounting Bracket
P ; |
V.4 P o
13 A {
L |
- -
AC1041 AC1042

METAL ONLY ACCESSORIES

PART NO. DESCRIPTION
S 363729-01 Plungers & Grommets (10 Pack)
” \\i\\§\\\ 364490-01 Replacement Key & Cover Hardware Kit
AC1017 2 Conduit Mounting Plate
sosr29-01 soaa90-ot peto Feaz AC1019 Latch Lock Kit, Hinged Cover - not shown

F2242 2.5 Grommet Ring

F2249 2.5 Knockout Plug

F2249

/G) WWW.LEGRAND.US/ONQ



PLASTIC MDUS
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* Knockouts include screw driver holes for easy removal * Multiple compatible video, voice, and data
¢ Includes four self-tapping screws for mounting distribution modules available
and optional hardware to lock the cover ¢ Flush and surface-mount installation options
MDU ENCLOSURE
PART NO. DESCRIPTION
ENO0800 8-Inch MDU Enclosure with Cover
ENO0801 8-Inch MDU Enclosure Cover
EN0802 8-Inch MDU Enclosure Kit (6 phone, 4 video)
INCLUDES: 1 ENCLOSURE AND COVER, 1 6 WAY
EN0800 EN0801 PHONE MODULE TM0106, 1 4 WAY COAX SPLITTER
VM0204
EN0803 8-Inch MDU Enclosure Kit (6 phone, 4 video)
INCLUDES: 1 ENCLOSURE AND COVER, 1 6 WAY
PHONE MODULE TM0106, 1 6 PORT CAT 5E DATA
= BOARD AC0506, 1 4 WAY COAX SPLITTER VM0204
ENO0804 8-Inch MDU Enclosure Kit (6 phone, 4 video)
INCLUDES: 1 ENCLOSURE AND COVER, 1 6 WAY
PHONE MODULE TM0106, 1 6 PORT CAT 6 DATA
BOARD ACO06 06, 1 4 WAY COAX SPLITTER VM0204
ENO0806 8-Inch MDU Enclosure Bulk Pack (6)
EN0803 EN0804
MDU ENCLOSURE MODULES
. i
3 PART NO. DESCRIPTION
4
2 AC1042 MDU Mounting Bracket
AC0506 6-Port Cat 5e Data Board (For use with EN0800)
AC1042 AC0506 AC0606 .
AC0606 6-Port Cat 6 Data Board (For use with EN0800)
TM0106 6-Way Telephone Board (For use with EN0800)
TM0404 Combo 4-Way Phone / 4 Port Cat 5e Data Board
(For use with EN0800)
i VM0104 4-Way Vertical 1 GHz Splitter (For use with EN0O800)
TM0106 TM0404 VM0104 VM0106
VM0106 6-Way Vertical 1 GHz Splitter (For use with EN0800)
VM0108 8-Way Vertical 1 GHz Splitter (For use with EN0800)
VM0204 4-Way Vertical 2 GHz Splitter (For use with EN0800)
l ‘ l VM0206 6-Way Vertical 2 GHz Splitter (For use with EN0800)
VM0108 VM0204 VM0206 VIVIUZUD VM0208 8-Way Vertical 2 GHz Splitter (For use with EN0800)
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VOICE & VIDEO MODULES

COMBO MODULES
DESCRIPTION Basic 6x4 Combo  10x8 Combo with ~ 10x8 Combo with  10x8 Combo with Trio Combo Trio Combo
(110 Punchdown) RJ31X (RJ45) RJ31X RJ31X Module with Module with
(110 Punchdown) ~ MoCA Optimized Cat5e Data Cat6e Data
L
PART NO. 364400-04 C01045 C0O1110 C02110-V1 C01156 C0O1166
Telecom Outlets 6 10 10 10 6 6
Video Outlets 4 8 8 8 8 8
Telecom Connections 110 Punchdown RJ45 110 Punchdown 110 Punchdown 110 Punchdown 110 Punchdown
RJ31X Line Seizure N Y Y Y Y Y
Bandwidth 1 GHz 1 GHz 1 GHz 1.675 GHz 2 GHz 2 GHz
Dimensions 5% X 6'/> 55 X 6'/> 5% X 6> 55 X 6'/> 6%s X 6%/ 6%4 x 6'/2
VOICE MODULES VIDEO MODULES
PART NO. DESCRIPTION PART NO. DESCRIPTION
TM1110 10-Way IDC Telephone Module with RJ31X VM1000 1x4 Enhanced Passive Video Splitter/Combiner
TM1045 10-Way RJ45 Telephone Module with RJ31X VM1002 1x8 Enhanced Passive Video Splitter/Combiner

1267062-01-V1  6-Way Basic Telecom Module with RJ31X

TM1110 TM1045 1267062 01 V1 VM1000 VM1002
VIDEO SPLITTERS VIDEO ACCESSORIES
PART NO. DESCRIPTION PART NO. DESCRIPTION
VM2201-V1 Single-Port RF Digital Cable Ampli er SR Cozbleie b Slalinl 2 ocl o
NOTE: POWER SUPPLY INCLUDED
VM2202-V1 Two-Way Digital Cable Splitter
with Coax Network Support
VM2203-V1 Three-Way Digital Cable Splitter
with Coax Network Support

VM2204-V1 Four-Way Digital Cable Splitter
with Coax Network Support

W i

VM2201 V1 VM2202 V1 VM2203 V1 VM2204 V1 VM2200 V1

o~

legrand legrand

ﬁ) WWW.LEGRAND.US/ONQ
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PART NO. DESCRIPTION

NETWORK MODULES AC1000 6-Port Cat 5e Network Interface Module
AC1001 6-Port Network Interface Module (Unpopulated)
AC1012 6-Port Cat 5e Network Interface Module
AC1013 6-Port Cat 6 Network Interface Module
AC1014 12-Port Cat 5e Network Interface Module

AC1000 AC1001 AC1012 AC1013 AC1015 12-Port Cat 6 Network Interface Module

AC1058 8-Port Cat 5e Network Interface Module
AC1068 8-Port Cat 6 Network Interface Module

AC1014 AC1015 AC1058 AC1068
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POWER SUPPLIES

PW7760

PW1458

PW1120

Lt
364569-02-V1

POWER MODULES

PW1013
10

PW1020

AC1031

/@ WWW.LEGRAND.US/ONQ

POWER SUPPLIES

PART NO.

PW7760

DESCRIPTION
PW7725

PW1030
PW1060
PW1458

f

PW1030

12VDC, 18W Power Supply
PW7725

f

12VDC, 30W Power Supply
PW1060

24VDC, 30W Power Supply
24VDC, 60W Power Supply
48VDC, 60W Power Supply

KITS

PART NO.

DESCRIPTION
PW1120

24VDC, 120W Power Supply Kit
INCLUDES: 2 24VDC, 60W POWER SUPPLIES

PW1060, 1 MOUNTING BRACKET PW1006 ,
1 CUSTOM POWER STRIP, AND VELCRO STRAPS

ACCESSORIES
PART NO.

DESCRIPTION
364569-02-V1

PW1006

Surge Protected Duplex Power Kit

INCLUDES: 1 SURGE PROTECTED DUPLEX OUTLET,
1 METAL JUNCTION BOX, AND 1 FACEPLACE KIT
NOTE: TAMPER RESISTANT

F7526 Duplex Power Kit

INCLUDES: 1 DUPLEXOUTLET, 1 METAL
PW1006

JUNCTION BOXAND 1 FACEPLATE KIT
NOTE: TAMPER RESISTANT

Twin Power Supply Bracket

PART NO. DESCRIPTION
PW1013
PW1020

Intuity Bridge Power Module
Digital Audio Power Distribution Module
AC1031

Enclosure Power Strip Module, Half Width



LOW VOLTAGE BRACKETS

\a

Ch

SLVIR SLV1S SLV1B SLV2B
ﬁ .
AC1009-01 AC1009-02 AC1009-11 Sbv2s
AC1009-12

The Quick/Click® LV Brackets save time by

1

AR

SLV1IW AC1010-01 SLV2wW AC1010-02
SLV3W AC1010-03 P100WD

LVDIV-1 EXT1 EXT2

securely mounting devices with a single tap.

Cll rn

NEW CONSTRUCTION
PART NO. DESCRIPTION
SLVIR 1-Gang, LV Bracket w/Nail, with Quick/Clickfi
SLV1S 1-Gang, LV Bracket w/Screw, with Quick/Click®
PLV1S 1-Gang, LV Bracket w/Screw, New Const.
SLV1B 1-Gang, LV Bracket Face Mount,

with Quick/Clickf
SLV2B 2-Gang, LV Bracket Face Mount,

with Quick/Click™

AC1009-01 1-Gang, LV Bracket w/Nail, New Const.
AC1009-02 2-Gang, LV Bracket, Face Mount, New Const.
AC1009-11 1-Gang, LV Bracket, Face Mount, New Const.
AC1009-12 2-Gang, LV Bracket w/Nail, New Const.
SDV2B 2-Gang, LV Bracket, Face Mount,

with Quick/ClickT
PDV2B 2-Gang, LV Bracket, Face Mount
P100ND 1-Gang Slide Mount LV Bracket
RETROFIT
PART NO. DESCRIPTION
SLVIW 1-Gang, Metal Wing, with Quick/Click™
AC1010-01 1-Gang, LV Bracket, Retro t
SLV2W 2-Gang, Metal Wing, with Quick/Click™
AC1010-02 2-Gang, LV Bracket, Retro t
SLV3W 3-Gang, Metal Wing, with Quick/Clicki
AC1010-03 3-Gang, LV Bracket, Retro t
P100WD 1-Gang LV Bracket Extender
DIVIDERS AND EXTENDERS
PART NO. DESCRIPTION
LVDIV-1 LV Box Divider (12 Pack)
EXT1 1-Gang, 1/4 Box Extender (10 Pack)
EXT2 2-Gang, 1/4 Box Extender (10 Pack)

CRAFTED WITH DURABLE HEAVY DUTY PLASTIC, ON Q LV BRACKETS
FEATURE AN OPEN BACK AND AN INTEGRATED CABLE MANAGEMENT
SYSTEM FOR CLEAN CONNECTIONS AND EASY INSTALLATION.

11
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QUICK CONNECT INSERTS

KEYSTONE INSERTS PART NO. DESCRIPTION

AC3400 Punch & Go Tool
IMPROVES TERMINATION SPEEDS, REDUCES
COMPROMISED CONNECTIONS AND INCREASES
PRODUCTIVITY OF ANY QUICK CONNECT DATA INSERT.

AC3401 Punch & Go Tool Replacement Blade
WP346a-XX Cat 6a Quick Connect RJ45 Keystone Insert
WP3473-XX RJ25 6-Position, 6-Conductor Telephone Keystone Insert

COLORS: BK, BR, GY, IV, LA, WH

WP3475-XX Cat 5e Quick Connect RJ45 Keystone Connector

-~/ 10 COUNT BULK PACKS IN WH AND LA WP3475 XX 10
) 50 COUNT BULK PACKS IN WH, LA AND BE WP3475 XX 50
- , . 100 COUNT BULK PACKS IN WH WP3475 WH 100

*100 PACK INCLUDES AC3400 PUNCH & GO TOOL
COLORS: BE, BK, BR, GY, GN, IV, LA, OR, RE, WH, YE

WP3475 WH WP3476 WH
WP3476-XX Cat 6 Quick Connect RJ45 Keystone Connector

10 COUNT BULK PACKS IN WH, LA WP3476 XX 10
50 COUNT BULK PACKS IN WH, LA AND BE WP3476 XX 50
100 COUNT BULK PACKS IN WH WP3476 WH 100
COLORS: BE, BK, BR, GY, IV, LA, OR, RE, WH
NOTE: THESE INSERTS ARE COMPATIBLE WITH THE AC3400 PUNCH & GO TOOL
WHICH ALLOW FOR ALL WIRES TO BE TERMINATED AT ONCE.

OTHER INSERTS
‘ o PART NO. DESCRIPTION
f / P I V/ WP3425-XX RJ25 6P6C Keystone Connector
%\{/ 3 i { COLORS: BK, BR, IV, LA, WH
4 WP3450-XX Cat 5e RJ45 Keystone Connector
WP3425 WH WP3450 WH WP3451 WH WP3458 WH COLORS: BE, BK, BR, GY, IV, LA, OR, RE, WH

.

WP3451-XX Cat 5e RJ45 Keystone Coupler
COLORS: BK, WH

~
~
I ‘ / A% K\l - WP3458-XX Cat 5e Keyed RJ45 Keystone Connector
Q\\V ’\ l ‘ N g COLORS: BK, BR, IV, LA, WH

WP3460-XX Cat 6 RJ45 Keystone Connector
WP3460 WH WP3550 WH WP3560 WH
WP3550-XX Snap & Go Cat 5e Keystone Connector
WP3560-XX Snap & Go Cat 6 Keystone Connector
COLORS: BE, BK, BR, GY, IV, LA, OR, RE, WH
COAX VIDEO INSERTS
S «i 1 . Va e ; ~ N WP3479-XX Non-Recessed Coax Keystone F-Connector (1 GHz)
‘ . . - %‘l 10 COUNT BULK PACKS IN WH OR LA WP3479 XX 10
h ‘ 50 COUNT BULK PACK IN WH OR LA WP3479 XX 50
WP3479 WH WP3480 WH WP3481 WH WP3482 WH WP3480-XX Recessed Gold F-Connector (3 GHz)
WP3481-XX Recessed Nickle F-Connector (3 GHz)
10 COUNT BULK PACKS IN WH OR LA WP3481 XX 10
50 COUNT BULK PACK IN WH WP3481 WH 50
WP3482-XX Recessed Self-Terminating Keystone

F-Connector (1 GHz)
COLORS: BK, BR, IV, LA, WH

. GY/ WH/ NOTE: Suffixes should be added to the end of all applicable
N BE BK GN /i LA YE
COLORKEY: . . ﬂ . . " part numbers.

}J}) WWW.LEGRAND.US/ONQ
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AUDIO/VIDEQ INSERTS

KEYSTONE INSERTS PART NO. DESCRIPTION
WP3461-XX White Keystone RCA-to-F Connector
WP3462-XX Red Keystone RCA-to-F Connector
(_o:‘ ‘9‘ WP3463-XX Green Keystone RCA-to-F Connector
’\w \ '\w WP3464-XX Blue Keystone RCA-to-F Connector
ha & . “i & WP3465-XX Yellow Keystone RCA-to-F Connector
; N WP3466-XX Purple Keystone RCA-to-F Connector
WP3461-WH WP3462-WH WP3463-WH WP3464-WH COLORS: BK.BR. IV, LA WH
WP1234-XX HDMI Keystone Coupler
§ | ’ / WP3455-XX Blank Keystone Insert
) ‘ WP1215-XX 3.5MM Stereo Coupler
WP3465-WH WP3466-WH WP1234-WH WP3455-WH WP3457-XX Audio Keystone Binding Post (Pair)
WP3456-XX Speaker Keystone Binding Post
‘ ¥ COLORS: BK, BR, IV, LA, WH
.\ \N §\Q>"‘ Q KSRCAYW Keystone RCA-to-RCA (Yellow Insulator)
= // / 4 COLORS: IV, LA, WH
WP1215-WH WP3457-WH WP3456-WH KSRCAYW KSRCARW Keystone RCA-to-RCA (Red Insulator)
COLORS: IV, LA, WH
—— Va7 |, Va7 4 KSRCABW Keystone RCA-to-RCA (Black Insulator)
( : g COLORS: IV, LA, WH
0 ) ﬁ . ﬁ . KSRCABEW Keystone RCA-to-RCA (Blue Insulator)
/ ) J COLORS: WH
KSRCARW KSRCABW KSRCABEW KSRCAGNW KSRCAGNW Keystone RCA-to-RCA (Green Insulator)
COLORS: WH

USB & FIBER INSERTS

PART NO. DESCRIPTION
ﬁ- WP1220-XX USB 2.0 A/A Coupler

COLORS: BK, BR, IV, LA, WH

B I T

WP1220-WH WP1221-WH WP1210-WH WP1211-WH WP1221-XX USB 2.0 A/B Adapter
COLORS: BK, BR, IV, LA, WH
WP1210-XX MTRJ Coupler MM
COLORS: IV, LA, WH
WP1211-XX LC Coupler MM
COLORS: IV, LA, WH
KSSCXX SC Coupler MM
COLORS: IV, LA, WH
KSSTXX ST Coupler MM

COLORS: IV, LA, WH

GY/ WH/ NOTE: Suffixes should be added to the end of all applicable
N BE BK BR GN L\ LA YE
COLORKEY: . . . . . v part numbers.

















































